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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute
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266HDH / 266NDH with barrel housing and direct mount seal S26VN saddle and socket

Fitting connection/ Size

Dimensions mm (in) for S2VN- saddle type

A (dia) B C (dia) R

Saddle 2 in. 55 (2.17) 48 (1.89) 40 (1.57) 30

Saddle 2 1/2 in. 76 (3.0) 45 (1.77) 52 (2.05) 45

Saddle 3 in. 76 (3.0) 45 (1.77) 50 (1.97) 45

Saddle 4 in. 76 (3.0) 41 (1.61) 50 (1.97) 57

Saddle 5 in. 76 (3.0) 40 (1.57) 50 (1.97) 70

Saddle 6 in. 76 (3.0) 36 (1.42) 50 (1.97) 85

Fitting connection/ Size

Dimensions mm (in) for S2VN- socket type

A (dia) B C

Socket 1/2 in. 21.8 (0.86) 15.9 (0.63) 86 (3.39)

Socket 3/4 in. 27 (1.06) 21.2 (0.83) 96 (3.78)

Socket 1 in. 33.6 (1.32) 26.8 (1.06) 101 (3.98)

Socket 1 1/2 in. 48.5 (1.91) 41 (1.61) 121 (4.76)

Socket 2 in. 60.5 (2.38) 52.5 (2.07) 121 (4.76)

R
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute
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Electrical connections

HART Version

FIELDBUS Versions

Internal ground
termination point

Fieldbus line
(polarity independent)

External ground
termination point

HART hand-held communicator may be connected at any wiring termination point in the loop, providing the minimum 
resistance is 250 ohm.  If this is less than 250 ohm, additional resistance should be added to allow communications.

7/8 in connector M12 x 1 connector

CONNECTOR IS SUPPLIED LOOSE 
WITHOUT MATING FEMALE PLUG

External ground
termination point

Hand-held
communicator

Power
source

Line load

Remote
indicator

2
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PIN (male) IDENTIFICATION

FOUNDATION

 Fieldbus

PROFIBUS

PA

1

2
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DATA - DATA +
DATA + GROUND
SHIELD DATA -

GROUND SHIELD

Harting Han 8D
socket insert for
mating plug 
supplied loose
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Ordering information

BASIC ORDERING INFORMATION model 266DDH Differential Pressure Transmitter with direct mount seal
Select one character or set of characters from each category and specify complete catalog number.
Refer to additional ordering information and specify one or more codes for each transmitter if additional options are required.
BASE MODEL - 1st to 6th characters 2 6 6 D D H X S X X X X X

Differential Pressure Transmitter with direct mount seal – BASE ACCURACY 0.06 %

SENSOR - Span limits - 7th character continued

see next page0.8 and 16 kPa 8 and 160 mbar 3.2 and 64 inH2O E

0.67 and 40 kPa 6.7 and 400 mbar 2.67 and 160 inH2O F

1.1 and 65 kPa 11 and 650 mbar 4.35 and 260 inH2O G

2.67 and 160 kPa 26.7 and 1600 mbar 10.7 and 642 inH2O H

10 and 600 kPa 0.1 and 6 bar 1.45 and 87 psi M

40 and 2400 kPa 0.4 and 24 bar 5.8 and 348 psi P

134 and 8000 kPa 1.34 and 80 bar 19.4 and 1160 psi Q

267 and 16000 kPa 2.67 and 160 bar 38.7 and 2320 psi S

Use code - 8th character S

Diaphragm material / Fill fluid (wetted parts) - 9th character

AISI 316 L ss Silicone oil (one direct mount seal only to be quoted) NACE S

Hastelloy C-276™ Silicone oil (one direct mount seal only to be quoted) NACE K

Monel 400™ Silicone oil (one direct mount seal only to be quoted) NACE M

Tantalum Silicone oil (one direct mount seal only to be quoted) NACE T

AISI 316 L ss Inert fluid - Galden (one direct mount seal only to be quoted) (Note 1) NACE A

Hastelloy C-276™ Inert fluid - Galden (one direct mount seal only to be quoted) (Note 1) NACE F

Monel 400™ Inert fluid - Galden (one direct mount seal only to be quoted) (Note 1) NACE C

Tantalum Inert fluid - Galden (one direct mount seal only to be quoted) (Note 1) NACE D

AISI 316 L ss Inert fluid - Halocarbon (one direct mount seal only to be quoted) (Note 1) NACE L

Hastelloy C-276™ Inert fluid - Halocarbon (one direct mount seal only to be quoted) (Note 1) NACE P

Monel 400™ Inert fluid - Halocarbon (one direct mount seal only to be quoted) (Note 1) NACE 4

Tantalum Inert fluid - Halocarbon (one direct mount seal only to be quoted) (Note 1) NACE 5

AISI 316 L ss Silicone oil (one direct mount seal and one remote to be quoted) NACE R

AISI 316 L ss Inert fluid - Galden (one direct mount seal and one remote to be quoted) (Note 1) NACE 2

AISI 316 L ss Inert fluid - Halocarbon (one direct mount seal and one remote to be quoted) (Note 1) NACE W
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model 266DDH Differential Pressure Transmitter 2 6 6 D D H X S X X X X X

Process flanges/adapters material and connection (wetted parts) - 10th character

AISI 316 L ss for two seals construction (Note 2) NACE R

AISI 316 L ss (Horizontal connection) 1/4 – 18 NPT-f direct (Note 3) NACE A

AISI 316 L ss (Horizontal connection) 1/2 – 14 NPT-f through adapter (Note 3) NACE B

Hastelloy C-276™ (Horizontal connection) 1/4 – 18 NPT-f direct (Notes 3, 4) NACE D

Hastelloy C-276™ (Horizontal connection) 1/2 – 14 NPT-f through adapter (Notes 3, 4) NACE E

Monel 400™ (Horizontal connection) 1/4 – 18 NPT-f direct (Notes 3, 4) NACE G

Monel 400™ (Horizontal connection) 1/2 – 14 NPT-f through adapter (Notes 3, 4) NACE H

Bolts/Gasket (wetted parts) - 11th character

AISI 316 ss (NACE) without gaskets for two seals construction– (MWP = 16 MPa) (Note 2) NACE R

AISI 316 ss without gaskets for two seals construction (Note 2) S

AISI 316 ss Viton™ (Note 3) 1

AISI 316 ss PTFE (Notes 1, 3) 2

AISI 316 ss (NACE) – (MWP = 16 MPa) Viton™ (Note 3) NACE 3

AISI 316 ss (NACE) – (MWP = 16 MPa) PTFE (Notes 1, 3) NACE 4

Housing material and electrical connection - 12th character

Aluminium alloy ( barrel version) 1/2 – 14 NPT A

Aluminium alloy ( barrel version) M20 x 1.5 (CM 20) B

Aluminium alloy ( barrel version) Harting Han 8D connector (general purpose only) (Note 5) E

Aluminium alloy ( barrel version) Fieldbus connector (general purpose only) (Note 5) G

AISI 316 L ss ( barrel version) 1/2 – 14 NPT S

AISI 316 L ss ( barrel version) M20 x 1.5 (CM20) T

AISI 316 L ss ( barrel version) Fieldbus connector (general purpose only) (Note 5) Z

Aluminium alloy (DIN version) M20 x 1.5 (CM20) (not Ex d or XP) J

Aluminium alloy (DIN version) Harting Han 8D connector (general purpose only) (Note 5) K

Aluminium alloy (DIN version) Fieldbus connector (general purpose only) (Note 5) W

Output/Additional options - 13th character

HART digital communication and 4 to 20 mA No additional options (Notes 6, 7) H

HART digital communication and 4 to 20 mA Options requested by “Additional ordering code” (Note 6) 1

PROFIBUS PA No additional options (Notes 6, 7) P

PROFIBUS PA Options requested by “Additional ordering code” (Note 7) 2

FOUNDATION Fieldbus No additional options (Notes 6, 7) F

FOUNDATION Fieldbus Options requested by “Additional ordering code” (Note 7) 3

HART and 4 to 20 mA Safety - certified to IEC 61508 No additional options (Notes 6, 7) T

HART and 4 to 20 mA Safety - certified to IEC 61508 Options requested by “Additional ordering code” (Note 6) 8
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ADDITIONAL ORDERING INFORMATION for model 266DDH
Add one or more 2-digit code(s) after the basic ordering information to select all required options 

XX XX

Drain/vent valve (material and position) (wetted parts)

AISI 316 L ss on process axis (Note 8) NACE V1

AISI 316 L ss on flange side top (Note 8) NACE V2

AISI 316 L ss on flange side bottom (Note 8) NACE V3

Hastelloy C-276™ on process axis (Note 9) NACE V4

Hastelloy C-276™ on flange side top (Note 9) NACE V5

Hastelloy C-276™ on flange side bottom (Note 9) NACE V6

Monel 400™ on process axix (Note 10) NACE V7

Monel 400™ on flange side top (Note 10) NACE V8

Monel 400™ on flange side bottom (Note 10) NACE V9

Hazardous area certifications

ATEX Intrinsic Safety II 1 G and II 1/2 G Ex ia IIC T6; II 1 D Ex iaD 20 T 95 °C and II 1/2D Ex iaD 21 T95 °C (Notes 6, 7) E1

ATEX Explosion Proof Group II Category 1/2 G Ex d IIC T6 and Group II Category 1/2 D Ex tD A21 IP67 T85 °C (Notes 6, 7, 11) E2

ATEX Type „N“ Group II Category 3 G Ex nL IIC T6 and Group II Category 3 D Ex tD A22 IP67 T85 °C (Notes 6, 7) E3

Combined ATEX - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 6, 7, 11) EW

Combined ATEX - Intrinsic Safety and Explosion Proof (Notes 6, 7, 11) E7

Combined ATEX, FM Approvals (USA) and FM Approvals (Canada) (Notes 6, 7, 11) EN

FM Approvals (Canada) approval (Notes 6, 7, 11) E4

FM Approvals (USA) approval (Notes 6, 7, 11) E6

FM Approvals (USA and Canada) Intrinsic Safety (Notes 6, 7) EA

FM Approvals (USA and Canada) Explosion Proof (Notes 6, 7, 11) EB

FM Approvals (USA and Canada) Nonincendive (Notes 6, 7) EC

IEC Intrinsic Safety II 1 G and II 1/2 G Ex ia IIC T6; II 1 D Ex iaD 20 T 95 °C and II 1/2D Ex iaD 21 T95 °C; (Notes 6, 7) E8

IEC Explosion Proof Group II Category 1/2 G Ex d IIC T6 and Group II Category 1/2 D Ex tD A21 IP67 T85 °C (Notes 6, 7, 11) E9

IEC Group II Category 3 G Ex nL IIC T6 and Group II Category 3 D Ex tD A22 IP67 T85 °C (Notes 6, 7) ER

Combined IEC - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 6, 7, 11) EI

Combined IEC - Intrinsic Safety and Explosion Proof (Notes 6, 7, 11) EH

NEPSI Intrinsic Safety Ex ia IIC T4∼T6, DIP A20TA, T4∼T6 (Notes 6, 7) EY

NEPSI Explosion Proof Ex d IIC T6, DIP A21TA, T6 (Notes 6, 7, 11) EZ

NEPSI Type „N“ Ex nL IIC T4∼T6, DIP A22TA, TT6 (Notes 6, 7) ES

Combined NEPSI - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 6, 7, 11) EQ

Combined NEPSI - Intrinsic Safety and Explosion Proof (Notes 6, 7, 11) EP

Other hazardous area certifications

GOST (Russia) Ex ia (Notes 6, 7) W1

GOST (Russia) Ex d (Notes 6, 7, 11) W2

GOST (Kazakhstan) Ex ia (Notes 6, 7) W3

GOST (Kazakhstan) Ex d (Notes 6, 7, 11) W4

Inmetro (Brazil) Ex ia (Notes 6, 7) W5

Inmetro (Brazil) Ex d (Notes 6, 7, 11) W6

Inmetro (Brazil) Ex nL (Notes 6, 7) W7

Combined Inmetro (Brazil) - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 6, 7, 11) W8

GOST (Belarus) Ex ia (Notes 6, 7) WF

GOST (Belarus) Ex d (Notes 6, 7, 11) WG

Combined GOST (Belarus) - Intrinsic Safety and Explosion Proof (Notes 6, 7, 11) WH
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

ADDITIONAL ORDERING INFORMATION for model 266DDH XX XX XX XX XX XX XX

Integral LCD

Digital LCD integral display L1

TTG (Through-The-Glass) digital LCD controlled display L5

Surge

Surge/Transient Protector S2

Operating manual (up to 2 different selections allowed)

German (ONLY FOR HART and PROFIBUS VERSIONS) M1

Italian (ONLY FOR HART VERSION) M2

Spanish (ONLY FOR HART VERSION) M3

French (ONLY FOR HART VERSION) M4

English M5

Chinese (ONLY FOR HART VERSION) M6

Swedish (ONLY FOR HART VERSION) M7

Polish (ONLY FOR HART VERSION) M9

Portuguese (ONLY FOR HART VERSION) MA

Turkish (ONLY FOR HART VERSION) MT

Plates language

German T1

Italian T2

Spanish T3

French T4

Additional tag plate

Supplemental wired-on stainless steel plate I1

Laser printing of tag on stainless steel plate I2

Configuration

Standard – Pressure = inH2O/ psi at 68 °F; Temperature = deg. F N2

Standard – Pressure = inH2O/ psi at 39.2 °F; Temperature = deg. F N3

Standard – Pressure = inH2O/ psi at 20 °C; Temperature = deg. C N4

Standard – Pressure = inH2O/ psi at 4 °C; Temperature = deg. C N5

Custom N6

Certificates (up to 2 different selections allowed)

Inspection certificate EN 10204–3.1 of calibration (9-point) C1

Inspection certificate EN 10204–3.1 of the cleanliness stage C3

Inspection certificate EN 10204–3.1 of helium leakage test of the sensor module C4

Inspection certificate EN 10204–3.1 of the pressure test C5

Certificate of compliance with the order EN 10204–2.1 of instrument design C6

Overfill protection C9

Printed record of configured data of transmitter CG

PMI test of wetted parts CT
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Note 1: Suitable for oxygen service
Note 2: Not available with low side diaphragm code S, K, M, T, A, F, C, D, L, P, 4, 5
Note 3: Not available with low side diaphragm code R, 2, W
Note 4: Not available with diaphragm material/fill fluid code S, A, L
Nota 5: Select type in additional ordering code
Note 6: Not available with Housing code G, Z, W
Note 7: Not available with Housing code E, K
Note 8: Not available with Process flanges/adapters code D, E, G, H, R
Note 9: Not available with Process flanges/adapters code A, B, G, H, R
Note 10: Not available with Process flanges/adapters code A, B, D, E, R
Note 11: Not available with Housing code J, K, W
Note 12: Not available with Housing code A, B, S, T, J

Standard delivery items (can be differently specified by additional ordering code)
–	Adapter supplied loose
–	Plug on axis (no drain/vent valve)
–	General purpose (no electrical certification)
–	No display, no surge protection
–	Multilanguage short-form operating instruction manual and labels in english
–	Configuration with kPa and deg. C units
–	No test, inspection or material traceability certificates

ADDITIONAL ORDERING INFORMATION FOR MODEL 266DDH XX XX XX XX

Approvals

GOST (Russia) without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y1

GOST (Kazakhstan) without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y2

GOST (Belarus) without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y4

Chinese pattern without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y5

DNV approval YA

Lloyd approval (PENDING) YB

Approval for Custody transfer (PENDING) YC

Material traceability

Certificate of compliance with the order EN 10204–2.1 of process wetted parts H1

Inspection certificate EN 10204–3.1 of process wetted parts H3

Test report EN 10204–2.2 of pressure bearing and process wetted parts H4

Connector

Fieldbus 7/8 in. (Recommended for FOUNDATION Fieldbus) - (supplied loose without mating female plug) (Notes 7, 12) U1

Fieldbus M12x1 (Recommended for PROFIBUS PA) - (supplied loose without mating female plug) (Notes 7, 12) U2

Harting Han 8D – straight entry - (supplied loose) (Notes 6, 12) U3

Harting Han 8D – angle entry - (supplied loose) (Notes 6, 12) U4
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model 266HDH Gauge Pressure Transmitter with direct mount seal
Select one character or set of characters from each category and specify complete catalog number.
Refer to additional ordering information and specify one or more codes for each transmitter if additional options are required.
BASE MODEL - 1st to 6th characters 2 6 6 H D H X X X X X

Gauge Pressure Transmitter with direct mount seal – BASE ACCURACY 0.06 %

SENSOR - Span limits - 7th character

1.1 and 65 kPa 11 and 650 mbar 4.35 and 260 inH2O G

2.67 and 160 kPa 26.7 and 1600 mbar 10.7 and 642 inH2O H

10 and 600 kPa 0.1 and 6 bar 1.45 and 87 psi M

40 and 2400 kPa 0.4 and 24 bar 5.8 and 348 psi P

134 and 8000 kPa 1.34 and 80 bar 19.4 and 1160 psi Q

267 and 16000 kPa 2.67 and 160 bar 38.7 and 2320 psi S

Diaphragm material / Fill fluid - 8th character

AISI 316 L ss Silicone oil R

AISI 316 L ss Inert fluid - Galden (Note 1) 2

AISI 316 L ss Inert fluid - Halocarbon (Note 1) W

Process connection (wetted parts) - 9th character

Direct mount seal (one seal to be quoted separately) M

Housing material and electrical connection - 10th character

Aluminium alloy ( barrel version) 1/2 – 14 NPT A

Aluminium alloy ( barrel version) M20 x 1.5 (CM 20) B

Aluminium alloy ( barrel version) Harting Han 8D connector (general purpose only) (Note 2) E

Aluminium alloy ( barrel version) Fieldbus connector (general purpose only) (Note 2) G

AISI 316 L ss ( barrel version) 1/2 – 14 NPT S

AISI 316 L ss ( barrel version) M20 x 1.5 (CM20) T

AISI 316 L ss ( barrel version) Fieldbus connector (general purpose only) (Note 2) Z

Aluminium alloy (DIN version) M20 x 1.5 (CM20) (not Ex d or XP) J

Aluminium alloy (DIN version) Harting Han 8D connector (general purpose only) (Note 2) K

Aluminium alloy (DIN version) Fieldbus connector (general purpose only) (Note 2) W

Output/Additional options - 11th character

HART digital communication and 4 to 20 mA No additional options (Notes 3, 4) H

HART digital communication and 4 to 20 mA Options requested by “Additional ordering code” (Note 3) 1

PROFIBUS PA No additional options (Notes 3, 4) P

PROFIBUS PA Options requested by “Additional ordering code” (Note 4) 2

FOUNDATION Fieldbus No additional options (Notes 3, 4) F

FOUNDATION Fieldbus Options requested by “Additional ordering code” (Note 4) 3

HART and 4 to 20 mA Safety - certified to IEC 61508 No additional options (Notes 3, 4) T

HART and 4 to 20 mA Safety - certified to IEC 61508 Options requested by “Additional ordering code” (Note 3) 8
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ADDITIONAL ORDERING INFORMATION for model 266HDH
Add one or more 2-digit code(s) after the basic ordering information to select all required options 

XX XX XX

Hazardous area certifications

ATEX Intrinsic Safety II 1 G and II 1/2 G Ex ia IIC T6; II 1 D Ex iaD 20 T 95 °C and II 1/2D Ex iaD 21 T95 °C (Notes 3, 4) E1

ATEX Explosion Proof Group II Category 1/2 G Ex d IIC T6 and Group II Category 1/2 D Ex tD A21 IP67 T85 °C (Notes 3, 4, 5) E2

ATEX Type „N“ Group II Category 3 G Ex nL IIC T6 and Group II Category 3 D Ex tD A22 IP67 T85 °C (Notes 3, 4) E3

Combined ATEX - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 3, 4, 5) EW

Combined ATEX - Intrinsic Safety and Explosion Proof (Notes 3, 4, 5) E7

Combined ATEX, FM Approvals (USA) and FM Approvals (Canada) (Notes 3, 4, 5) EN

FM Approvals (Canada) approval (Notes 3, 4, 5) E4

FM Approvals (USA) approval (Notes 3, 4, 5) E6

FM Approvals (USA and Canada) Intrinsic Safety (Notes 3, 4) EA

FM Approvals (USA and Canada) Explosion Proof (Notes 3, 4, 5) EB

FM Approvals (USA and Canada) Nonincendive (Notes 3, 4) EC

IEC Intrinsic Safety II 1 G and II 1/2 G Ex ia IIC T6; II 1 D Ex iaD 20 T 95 °C and II 1/2D Ex iaD 21 T95 °C; (Notes 3, 4) E8

IEC Explosion Proof Group II Category 1/2 G Ex d IIC T6 and Group II Category 1/2 D Ex tD A21 IP67 T85 °C (Notes 3, 4, 5) E9

IEC Group II Category 3 G Ex nL IIC T6 and Group II Category 3 D Ex tD A22 IP67 T85 °C (Notes 3, 4) ER

Combined IEC - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 3, 4, 5) EI

Combined IEC - Intrinsic Safety and Explosion Proof (Notes 3, 4, 5) EH

NEPSI Intrinsic Safety Ex ia IIC T4∼T6, DIP A20TA, T4∼T6 (Notes 3, 4) EY

NEPSI Explosion Proof Ex d IIC T6, DIP A21TA, T6 (Notes 3, 4, 5) EZ

NEPSI Type „N“ Ex nL IIC T4∼T6, DIP A22TA, TT6 (Notes 3, 4) ES

Combined NEPSI - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 3, 4, 5) EQ

Combined NEPSI - Intrinsic Safety and Explosion Proof (Notes 3, 4, 5) EP

Other hazardous area certifications

GOST (Russia) Ex ia (Notes 3, 4) W1

GOST (Russia) Ex d (Notes 3, 4, 5) W2

GOST (Kazakhstan) Ex ia (Notes 3, 4) W3

GOST (Kazakhstan) Ex d (Notes 3, 4, 5) W4

Inmetro (Brazil) Ex ia (Notes 3, 4) W5

Inmetro (Brazil) Ex d (Notes 3, 4, 5) W6

Inmetro (Brazil) Ex nL (Notes 3, 4) W7

Combined Inmetro (Brazil) - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 3, 4, 5) W8

GOST (Belarus) Ex ia (Notes 3, 4) WF

GOST (Belarus) Ex d (Notes 3, 4, 5) WG

Combined GOST (Belarus) - Intrinsic Safety and Explosion Proof (Notes 3, 4, 5) WH

Integral LCD

Digital LCD integral display L1

TTG (Through-The-Glass) digital LCD controlled display L5

Surge

Surge/Transient Protector S2
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

ADDITIONAL ORDERING INFORMATION for model 266HDH XX XX XX XX XX

Operating manual (up to 2 different selections allowed)

German (ONLY FOR HART and PROFIBUS VERSIONS) M1

Italian (ONLY FOR HART VERSION) M2

Spanish (ONLY FOR HART VERSION) M3

French (ONLY FOR HART VERSION) M4

English M5

Chinese (ONLY FOR HART VERSION) M6

Swedish (ONLY FOR HART VERSION) M7

Polish (ONLY FOR HART VERSION) M9

Portuguese (ONLY FOR HART VERSION) MA

Turkish (ONLY FOR HART VERSION) MT

Plates language

German T1

Italian T2

Spanish T3

French T4

Additional tag plate

Supplemental wired-on stainless steel plate I1

Laser printing of tag on stainless steel plate I2

Configuration

Standard – Pressure = inH2O/ psi at 68 °F; Temperature = deg. F N2

Standard – Pressure = inH2O/ psi at 39.2 °F; Temperature = deg. F N3

Standard – Pressure = inH2O/ psi at 20 °C; Temperature = deg. C N4

Standard – Pressure = inH2O/ psi at 4 °C; Temperature = deg. C N5

Custom N6

Certificates (up to 2 different selections allowed)

Inspection certificate EN 10204–3.1 of calibration (9-point) C1

Inspection certificate EN 10204–3.1 of the cleanliness stage C3

Inspection certificate EN 10204–3.1 of helium leakage test of the sensor module C4

Inspection certificate EN 10204–3.1 of the pressure test C5

Certificate of compliance with the order EN 10204–2.1 of instrument design C6

Overfill protection C9

Printed record of configured data of transmitter CG

PMI test of wetted parts CT
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Note 1: Suitable for oxygen service
Nota 2: Select type in additional ordering code
Note 3: Not available with Housing code G, Z, W
Note 4: Not available with Housing code E, K
Note 5: Not available with Housing code J, K, W
Note 6: Not available with Housing code A, B, S, T, J

Standard delivery items (can be differently specified by additional ordering code)
–	General purpose (no electrical certification)
–	No display, no surge protection
–	Multilanguage short-form operating instruction manual and labels in english
–	Configuration with kPa and deg. C units
–	No test, inspection or material traceability certificates

ADDITIONAL ORDERING INFORMATION FOR MODEL 266HDH XX XX XX XX

Approvals

GOST (Russia) without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y1

GOST (Kazakhstan) without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y2

GOST (Belarus) without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y4

Chinese pattern without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y5

DNV approval YA

Lloyd approval (PENDING) YB

Approval for Custody transfer (PENDING) YC

Material traceability

Certificate of compliance with the order EN 10204–2.1 of process wetted parts H1

Inspection certificate EN 10204–3.1 of process wetted parts H3

Test report EN 10204–2.2 of pressure bearing and process wetted parts H4

Connector

Fieldbus 7/8 in. (Recommended for FOUNDATION Fieldbus) - (supplied loose without mating female plug) (Notes 4, 6) U1

Fieldbus M12x1 (Recommended for PROFIBUS PA) - (supplied loose without mating female plug) (Notes 4, 6) U2

Harting Han 8D – straight entry - (supplied loose) (Notes 3, 6) U3

Harting Han 8D – angle entry - (supplied loose) (Notes 3, 6) U4
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASE MODEL - 1st to 6th characters 2 6 6 N D H X X X X X

Absolute Pressure Transmitter with direct mount seal – BASE ACCURACY 0.075 %

SENSOR - Span limits - 7th character

1.1 and 65 kPa 11 and 650 mbar 4.35 and 260 inH2O G

2.67 and 160 kPa 26.7 and 1600 mbar 10.7 and 642 inH2O H

10 and 600 kPa 0.1 and 6 bar 1.45 and 87 psi M

40 and 2400 kPa 0.4 and 24 bar 5.8 and 348 psi P

134 and 8000 kPa 1.34 and 80 bar 19.4 and 1160 psi Q

267 and 16000 kPa 2.67 and 160 bar 38.7 and 2320 psi S

Diaphragm material / Fill fluid - 8th characters

AISI 316 L ss Silicone oil R

AISI 316 L ss Inert fluid - Galden (Note 1) 2

AISI 316 L ss Inert fluid - Halocarbon (Note 1) W

Process connection (wetted parts) - 9th character

Direct mount seal (one seal to be quoted separately) M

Housing material and electrical connection - 10th character

Aluminium alloy ( barrel version) 1/2 – 14 NPT A

Aluminium alloy ( barrel version) M20 x 1.5 (CM 20) B

Aluminium alloy ( barrel version) Harting Han 8D connector (general purpose only) (Note 2) E

Aluminium alloy ( barrel version) Fieldbus connector (general purpose only) (Note 2) G

AISI 316 L ss ( barrel version) 1/2 – 14 NPT S

AISI 316 L ss ( barrel version) M20 x 1.5 (CM20) T

AISI 316 L ss ( barrel version) Fieldbus connector (general purpose only) (Note 2) Z

Aluminium alloy (DIN version) M20 x 1.5 (CM20) (not Ex d or XP) J

Aluminium alloy (DIN version) Harting Han 8D connector (general purpose only) (Note 2) K

Aluminium alloy (DIN version) Fieldbus connector (general purpose only) (Note 2) W

Output/Additional options - 11th character

HART digital communication and 4 to 20 mA No additional options (Notes 3, 4) H

HART digital communication and 4 to 20 mA Options requested by “Additional ordering code” (Note 3) 1

PROFIBUS PA No additional options (Notes 3, 4) P

PROFIBUS PA Options requested by “Additional ordering code” (Note 4) 2

FOUNDATION Fieldbus No additional options (Notes 3, 4) F

FOUNDATION Fieldbus Options requested by “Additional ordering code” (Note 4) 3

HART and 4 to 20 mA Safety - certified to IEC 61508 No additional options (Notes 3, 4) T

HART and 4 to 20 mA Safety - certified to IEC 61508 Options requested by “Additional ordering code” (Note 3) 8

BASIC ORDERING INFORMATION model 266NDH Absolute Pressure Transmitter with direct mount seal
Select one character or set of characters from each category and specify complete catalog number.
Refer to additional ordering information and specify one or more codes for each transmitter if additional options are required.
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ADDITIONAL ORDERING INFORMATION for model 266NDH
Add one or more 2-digit code(s) after the basic ordering information to select all required options 

XX XX XX

Hazardous area certifications

ATEX Intrinsic Safety II 1 G and II 1/2 G Ex ia IIC T6; II 1 D Ex iaD 20 T 95 °C and II 1/2D Ex iaD 21 T95 °C (Notes 3, 4) E1

ATEX Explosion Proof Group II Category 1/2 G Ex d IIC T6 and Group II Category 1/2 D Ex tD A21 IP67 T85 °C (Notes 3, 4, 5) E2

ATEX Type „N“ Group II Category 3 G Ex nL IIC T6 and Group II Category 3 D Ex tD A22 IP67 T85 °C (Notes 3, 4) E3

Combined ATEX - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 3, 4, 5) EW

Combined ATEX - Intrinsic Safety and Explosion Proof (Notes 3, 4, 5) E7

Combined ATEX, FM Approvals (USA) and FM Approvals (Canada) (Notes 3, 4, 5) EN

FM Approvals (Canada) approval (Notes 3, 4, 5) E4

FM Approvals (USA) approval (Notes 3, 4, 5) E6

FM Approvals (USA and Canada) Intrinsic Safety (Notes 3, 4) EA

FM Approvals (USA and Canada) Explosion Proof (Notes 3, 4, 5) EB

FM Approvals (USA and Canada) Nonincendive (Notes 3, 4) EC

IEC Intrinsic Safety II 1 G and II 1/2 G Ex ia IIC T6; II 1 D Ex iaD 20 T 95 °C and II 1/2D Ex iaD 21 T95 °C; (Notes 3, 4) E8

IEC Explosion Proof Group II Category 1/2 G Ex d IIC T6 and Group II Category 1/2 D Ex tD A21 IP67 T85 °C (Notes 3, 4, 5) E9

IEC Group II Category 3 G Ex nL IIC T6 and Group II Category 3 D Ex tD A22 IP67 T85 °C (Notes 3, 4) ER

Combined IEC - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 3, 4, 5) EI

Combined IEC - Intrinsic Safety and Explosion Proof (Notes 3, 4, 5) EH

NEPSI Intrinsic Safety Ex ia IIC T4∼T6, DIP A20TA, T4∼T6 (Notes 3, 4) EY

NEPSI Explosion Proof Ex d IIC T6, DIP A21TA, T6 (Notes 3, 4, 5) EZ

NEPSI Type „N“ Ex nL IIC T4∼T6, DIP A22TA, TT6 (Notes 3, 4) ES

Combined NEPSI - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 3, 4, 5) EQ

Combined NEPSI - Intrinsic Safety and Explosion Proof (Notes 3, 4, 5) EP

Other hazardous area certifications

GOST (Russia) Ex ia (Notes 3, 4) W1

GOST (Russia) Ex d (Notes 3, 4, 5) W2

GOST (Kazakhstan) Ex ia (Notes 3, 4) W3

GOST (Kazakhstan) Ex d (Notes 3, 4, 5) W4

Inmetro (Brazil) Ex ia (Notes 3, 4) W5

Inmetro (Brazil) Ex d (Notes 3, 4, 5) W6

Inmetro (Brazil) Ex nL (Notes 3, 4) W7

Combined Inmetro (Brazil) - Intrinsic Safety, Explosion Proof and Type „N“ (Notes 3, 4, 5) W8

GOST (Belarus) Ex ia (Notes 3, 4) WF

GOST (Belarus) Ex d (Notes 3, 4, 5) WG

Combined GOST (Belarus) - Intrinsic Safety and Explosion Proof (Notes 3, 4, 5) WH

Integral LCD

Digital LCD integral display L1

TTG (Through-The-Glass) digital LCD controlled display L5

Surge

Surge/Transient Protector S2
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

ADDITIONAL ORDERING INFORMATION for model 266VSH
Add one or more 2-digit code(s) after the basic ordering information to select all required options 
ADDITIONAL ORDERING INFORMATION for model 266NDH XX XX XX XX XX

Operating manual (up to 2 different selections allowed)

German (ONLY FOR HART and PROFIBUS VERSIONS) M1

Italian (ONLY FOR HART VERSION) M2

Spanish (ONLY FOR HART VERSION) M3

French (ONLY FOR HART VERSION) M4

English M5

Chinese (ONLY FOR HART VERSION) M6

Swedish (ONLY FOR HART VERSION) M7

Polish (ONLY FOR HART VERSION) M9

Portuguese (ONLY FOR HART VERSION) MA

Turkish (ONLY FOR HART VERSION) MT

Plates language

German T1

Italian T2

Spanish T3

French T4

Additional tag plate

Supplemental wired-on stainless steel plate I1

Laser printing of tag on stainless steel plate I2

Configuration

Standard – Pressure = inH2O/ psi at 68 °F; Temperature = deg. F N2

Standard – Pressure = inH2O/ psi at 39.2 °F; Temperature = deg. F N3

Standard – Pressure = inH2O/ psi at 20 °C; Temperature = deg. C N4

Standard – Pressure = inH2O/ psi at 4 °C; Temperature = deg. C N5

Custom N6

Certificates (up to 2 different selections allowed)

Inspection certificate EN 10204–3.1 of calibration (9-point) C1

Inspection certificate EN 10204–3.1 of the cleanliness stage C3

Inspection certificate EN 10204–3.1 of helium leakage test of the sensor module C4

Inspection certificate EN 10204–3.1 of the pressure test C5

Certificate of compliance with the order EN 10204–2.1 of instrument design C6

Overfill protection C9

Printed record of configured data of transmitter CG

PMI test of wetted parts CT
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Note 1: Suitable for oxygen service
Nota 2: Select type in additional ordering code
Note 3: Not available with Housing code G, Z, W
Note 4: Not available with Housing code E, K
Note 5: Not available with Housing code J, K, W
Note 6: Not available with Housing code A, B, S, T, J

Standard delivery items (can be differently specified by additional ordering code)
–	General purpose (no electrical certification)
–	No display, no surge protection
–	Multilanguage short-form operating instruction manual and labels in english
–	Configuration with kPa and deg. C units
–	No test, inspection or material traceability certificates

IMPORTANT REMARK FOR ALL MODELS 
THE SELECTION OF SUITABLE WETTED PARTS AND FILLING FLUID FOR COMPATIBILITY WITH THE PROCESS MEDIA IS A 
CUSTOMER’S RESPONSIBILITY, IF NOT OTHERWISE NOTIFIED BEFORE MANUFACTURING.
NACE COMPLIANCE INFORMATION
(1)	 The materials of constructions comply with metallurgical recommendations of NACE MR0175/ISO 15156 for sour oil field 	
		  production environments. As specific environmental limits may apply to certain materials, please consult latest standard for 	
		  further details. Selected materials also conform to NACE MR0103 for sour refining environments.
(2)	 NACE MR-01-75 addresses bolting requirements in two classes:
		  – Exposed bolts: bolts directly exposed to the sour environment or buried, incapsulated or anyway not exposed to atmosphere
		  – Non exposed bolts: bolts exposed to the atmosphere.
		  266 bolting identified by “NACE” are in compliance to the requirements of NACE MR-01-75 when considered “exposed bolting”

ADDITIONAL ORDERING INFORMATION FOR MODEL 266NDH XX XX XX XX

Approvals

GOST (Russia) without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y1

GOST (Kazakhstan) without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y2

GOST (Belarus) without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y4

Chinese pattern without Ex (NOT APPLICABLE WITH ANY HAZARDOUS AREA CERTIFICATION) Y5

DNV approval YA

Lloyd approval (PENDING) YB

Approval for Custody transfer (PENDING) YC

Material traceability

Certificate of compliance with the order EN 10204–2.1 of process wetted parts H1

Inspection certificate EN 10204–3.1 of process wetted parts H3

Test report EN 10204–2.2 of pressure bearing and process wetted parts H4

Connector

Fieldbus 7/8 in. (Recommended for FOUNDATION Fieldbus) - (supplied loose without mating female plug) (Notes 4, 6) U1

Fieldbus M12x1 (Recommended for PROFIBUS PA) - (supplied loose without mating female plug) (Notes 4, 6) U2

Harting Han 8D – straight entry - (supplied loose) (Notes 3, 6) U3

Harting Han 8D – angle entry - (supplied loose) (Notes 3, 6) U4
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26RA Rotating flange diaphragm seals (flush and extended) to ASME B16.5
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 R A X XX X X XX X X X X X

Rotating flange diaphragm seal (flush and extended) to ASME B16.5

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Mounting Flange Rating / Size - 7th and 8th  characters

ASME CL 150 / 2 in. E1

ASME CL 300 / 2 in. E2

ASME CL 600 / 2 in. E3

ASME CL 900-1500 / 2 in. E5

ASME CL 150 / 3 in. G1

ASME CL 300 / 3 in. G2

ASME CL 600 / 3 in. G3

ASME CL 900 / 3 in. G4

ASME CL 1500 / 3 in. G5

ASME CL 150 / 4 in. H1

ASME CL 300 / 4 in. H2

Mounting Flange Material - 9th character

Carbon steel C

AISI 316 ss S

Extensions Length and Material - 10th character

Flush F

50 mm (2 in.) AISI 316 L ss (Note 1) 1

50 mm (2 in.) Hastelloy C-276 (Note 1) 2

100 mm (4 in.) AISI 316 L ss (Note 1) 3

100 mm (4 in.) Hastelloy C-276 (Note 1) 4

150 mm (6 in.) AISI 316 L ss (Note 1) 5

150 mm (6 in.) Hastelloy C-276 (Note 1) 6

Diaphragm Material - 11th and 12th characters

AISI 316 L ss (Note 2) NACE SM

AISI 316 L ss - Low thickness (not for extended diaphragm) (Note 3) NACE SL

Hastelloy C-276 NACE HM

Hastelloy C-276 - Low thickness (not for extended diaphragm) (Note 3) NACE HL

Hastelloy C-2000 (not for extended diaphragm) (Note 3) NACE MM

Hastelloy C-2000 diaphragm and body (not for extended diaphragm) (Note 3) NACE ZM

Inconel 625 (not for extended diaphragm) (Note 3) NACE LM

Tantalum (not for extended diaphragm) (Note 3) TM

AISI 316 L ss gold plated (not for extended diaphragm) (Note 3) NACE NM

AISI 316 L ss with Teflon anti-stick coating (Note 2) NACE KM

Hastelloy C-276  with Teflon anti-stick coating NACE YM

AISI 316 L ss with Teflon coating anti-corrosion and anti-stick (Note 2) NACE WM

Diaflex (AISI with anti-abrasion treatment) (Note 2) NACE FM

Superduplex ss (UNS S32750 to ASTM SA479) (not for extended diaphragm) (Note 3) NACE EM
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BASIC ORDERING INFORMATION model S26RA S 2 6 R A X XX X X XX X X X X X X X

Seal Surface Finish - 13th character

Serrated (Note 4) 1 continued 

see next pageSmooth (Note 15) 2

Capillary Protection - 14th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 5) N

Capillary Length m (Feet) - 15th character

Direct-mount construction (Note 6) 1

1 (3) (Note 7) A

1.5 (5) (Note 7) B

2 (7) (Note 7) C

2.5 (8) (Note 7) D

3 (10) (Note 7) E

3.5 (12)   (Note 7) F

4 (13) (Note 7) G

4.5 (15) (Note 7) H

5 (17) (Note 7) J

5.5 (18) (Note 7) K

6 (20) (Note 7) L

6.5 (22) (Note 7) M

7 (23.5) (Note 7) N

7.5 (25) (Note 7) P

8 (27) (Note 7) Q

9 (30) (Note 7) R

10 (33) (Note 7) S

12 (40) (Note 7) T

14 (47)  (Note 7) U

16 (53) (Note 7) V

Fill Fluid - 16th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 8) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 8) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 9) W

Vegetable oil Neobee M-20 (FDA approved) (Note 9) A

Glycerin-water 70% (FDA approved) (Note 9) B
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

Note 1: Not available with mounting flange rating code E3, E5, G3, G4, G5
Note 2: Not available with extensions length and material code 2, 4, 6
Note 3: Not available with extensions length and material code 1, 2, 3, 4, 5, 6
Note 4: Not available with diaphragm material code MM, LM, TM, NM, KM, YM, WM
Note 5: Not available with transmitter side of connection code L
Note 6: Not available with capillary protection code A, B
Note 7: Not available with capillary protection code N
Note 8: Suitable for oxygen service
Note 9: Suitable for food application
Note 10: Not available with Flushing ring: hole and thread code 2, 3, 4, 5
Note 11: Not available with Flushing ring: hole and thread code N
Note 12: Not available with Seal surface finish code 1
Note 13: Not available with Hastelloy C-276 flushing ring material code H
Note 14: Not available with AISI 316 L flushing ring material code A
Note 15: Not available with diaphragm material code ZM

BASIC ORDERING INFORMATION model S26RA S 2 6 R A X XX X X XX X X X X  X X X

Flushing Ring: Hole and Thread - 17th character

None (TO BE SELECTED FOR EXTENDED VERSIONS) N

1 hole - 1/2 in. NPT (Note 3) 2

2 holes - 1/2 in. NPT (Note 3) 3

1 hole - 1/4 in. NPT (Note 3) 4

2 holes - 1/4 in. NPT (Note 3) 5

Flushing Ring Material - 18th character

None (Note 10) N

AISI 316 L ss (Note 11) NACE A

Hastelloy C-276 (Notes 11, 12) NACE H

Flushing Ring: Plug and Gasket - 19th character

No plug - No gasket N

No plug - garlock (Note 11) A

No plug - PTFE (Note 11) B

No plug - graphite (Note 11) C

AISI 316 L ss - no gasket (Notes 11, 13) NACE D

AISI 316 L ss - garlock (Notes 11, 13) NACE E

AISI 316 L ss - PTFE (Notes 11, 13) NACE F

AISI 316 L ss - graphite (Notes 11, 13) NACE G

Hastelloy C-276 - no gasket (Notes 11, 14) NACE H

Hastelloy C-276 - garlock (Notes 11, 14) NACE L

Hastelloy C-276 - PTFE (Notes 11, 14) NACE M

Hastelloy C-276 - graphite (Notes 11, 14) NACE P
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BASIC ORDERING INFORMATION model S26RE Rotating flange diaphragm seals (flush and extended) to EN 1092-1
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 R E X XX X X XX X X X X X

Rotating flange diaphragm seal (flush and extended) to EN 1092-1

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Mounting Flange Rating / Size - 7th and 8th  characters

PN 16 - 40 / DN 50 N2

PN 63 / DN 50 N3

PN 100 / DN 50 N4

PN 16 / DN 80 P1

PN 40 / DN 80 P2

PN 63 / DN 80 P3

PN 100 / DN 80 P4

PN 16 / DN 100 Q1

PN 40 / DN 100 Q2

Mounting Flange Material - 9th character

Carbon steel C

AISI 316 ss S

Extensions Length and Material - 10th character

Flush F

50 mm (2in) AISI 316 L ss (Note 1) 1

50 mm (2in) Hastelloy C-276 (Note 1) 2

100 mm (4in) AISI 316 L ss (Note 1) 3

100 mm (4in) Hastelloy C-276 (Note 1) 4

150 mm (6 in) AISI 316 L ss (Note 1) 5

150 mm (6 in) Hastelloy C-276 (Note 1) 6

Diaphragm Material - 11th and 12th characters

AISI 316 L ss (Note 2) NACE SM

AISI 316 L ss - Low thickness (not for extended diaphragm) (Note 3) NACE SL

Hastelloy C-276 NACE HM

Hastelloy C-276 - Low thickness (not for extended diaphragm) (Note 3) NACE HL

Hastelloy C-2000 (not for extended diaphragm) (Note 3) NACE MM

Inconel 625 (not for extended diaphragm) (Note 3) NACE LM

Tantalum (not for extended diaphragm) (Note 3) TM

AISI 316 L ss gold plated (not for extended diaphragm) (Note 3) NACE NM

AISI 316 L ss with Teflon anti-stick coating (Note 2) NACE KM

Hastelloy C-276  with Teflon anti-stick coating NACE YM

AISI 316 L ss with Teflon coating anti-corrosion and anti-stick (Note 2) NACE WM

Diaflex (AISI with anti-abrasion treatment) (Note 2) NACE FM

Superduplex ss (UNS S32750 to ASTM SA479) (not for extended diaphragm) (Note 3) NACE EM



50   DS/266XDH-EN Rev.B | 2600T Series Pressure transmitters 266DDH, 266HDH, 266NDH

Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26RE S 2 6 R E X XX X X XX X X X X X X X

Seal Surface Finish - 13th character

Serrated (Note 4) 1 continued 

see next pageSmooth 2

Capillary Protection - 14th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 5) N

Capillary Length m (Feet) - 15th character

Direct-mount construction (Note 6) 1

1 (3) (Note 7) A

1.5 (5) (Note 7) B

2 (7) (Note 7) C

2.5 (8) (Note 7) D

3 (10) (Note 7) E

3.5 (12)   (Note 7) F

4 (13) (Note 7) G

4.5 (15) (Note 7) H

5 (17) (Note 7) J

5.5 (18) (Note 7) K

6 (20) (Note 7) L

6.5 (22) (Note 7) M

7 (23.5) (Note 7) N

7.5 (25) (Note 7) P

8 (27) (Note 7) Q

9 (30) (Note 7) R

10 (33) (Note 7) S

12 (40) (Note 7) T

14 (47)  (Note 7) U

16 (53) (Note 7) V

Fill Fluid - 16th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 8) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 8) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 9) W

Vegetable oil Neobee M-20 (FDA approved) (Note 9) A

Glycerin-water 70% (FDA approved) (Note 9) B



2600T Series Pressure transmitters 266DDH, 266HDH, 266NDH | DS/266XDH-EN  Rev. B  51

Note 1: Not available with mounting flange rating code N3, N4, P3, P4
Note 2: Not available with extensions length and material code 2, 4, 6
Note 3: Not available with extensions length and material code 1, 2, 3, 4, 5, 6
Note 4: Not available with diaphragm material code MM, LM, TM, NM, KM, YM, WM
Note 5: Not available with transmitter side of connection code L
Note 6: Not available with capillary protection code A, B
Note 7: Not available with capillary protection code N
Note 8: Suitable for oxygen service
Note 9: Suitable for food application
Note 10: Not available with Flushing ring: hole and thread code 2, 3, 4, 5
Note 11: Not available with Flushing ring: hole and thread code N
Note 12: Not available with Seal surface finish code 1
Note 13: Not available with Hastelloy C-276 flushing ring material code H
Note 14: Not available with AISI 316 L flushing ring material code A

BASIC ORDERING INFORMATION model S26RE S 2 6 R E X XX X X XX X X X X  X X X

Flushing Ring: Hole and Thread - 17th character

None (TO BE SELECTED FOR EXTENDED VERSIONS) N

1 hole - 1/2 in. NPT (Note 3) 2

2 holes - 1/2 in. NPT (Note 3) 3

1 hole - 1/4 in. NPT (Note 3) 4

2 holes - 1/4 in. NPT (Note 3) 5

Flushing Ring Material - 18th character

None (Note 10) N

AISI 316 L ss (Note 11) NACE A

Hastelloy C-276 (Notes 11, 12) NACE H

Flushing Ring: Plug and Gasket - 19th character

No plug - No gasket N

No plug - garlock (Note 11) A

No plug - PTFE (Note 11) B

No plug - graphite (Note 11) C

AISI 316 L ss - no gasket (Notes 11, 13) NACE D

AISI 316 L ss - garlock (Notes 11, 13) NACE E

AISI 316 L ss - PTFE (Notes 11, 13) NACE F

AISI 316 L ss - graphite (Notes 11, 13) NACE G

Hastelloy C-276 - no gasket (Notes 11, 14) NACE H

Hastelloy C-276 - garlock (Notes 11, 14) NACE L

Hastelloy C-276 - PTFE (Notes 11, 14) NACE M

Hastelloy C-276 - graphite (Notes 11, 14) NACE P
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26RJ Rotating flange diaphragm seals (flush) to JIS
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 R J X XX X X XX X X X X X X X

Rotating flange diaphragm seal (flush) to JIS

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Mounting Flange Rating / Size - 7th and 8th  characters

10K / A50 B2

20K / A50 B4

40K / A50 B6

10K / A80 C2

20K / A80 C4

40K / A80 C6

10K / A100 D2

20K / A100 D4

Mounting Flange Material - 9th character

Carbon steel C

AISI 316 ss S

Extensions Length - 10th character

Flush F

Diaphragm Material - 11th and 12th characters

AISI 316 L ss NACE SM

Hastelloy C-276 NACE HM

Hastelloy C-2000 NACE MM

Inconel 625 NACE LM

Tantalum TM

AISI 316 L ss gold plated NACE NM

AISI 316 L ss with Teflon anti-stick coating NACE KM

Hastelloy C-276  with Teflon anti-stick coating NACE YM

AISI 316 L ss with Teflon coating anti-corrosion and anti-stick NACE WM

Superduplex ss (UNS S32750 to ASTM SA479) NACE EM

Seal Surface Finish - 13th character

Serrated (Note 1) 1

Smooth 2

Capillary Protection - 14th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 2) N
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Note 1: Not available with diaphragm material code HM, MM, LM, TN, NM, KM, YM, WM
Note 2: Not available with transmitter side of connection code L
Note 3: Not available with capillary protection code A, B
Note 4: Not available with capillary protection code N
Note 5: Suitable for oxygen service
Note 6: Suitable for food application

BASIC ORDERING INFORMATION model S26RJ S 2 6 R J X XX X X XX X X X X X X X

Capillary Length m (Feet) - 15th character

Direct-mount construction (Note 3) 1

1 (3) (Note 4) A

1.5 (5) (Note 4) B

2 (7) (Note 4) C

2.5 (8) (Note 4) D

3 (10) (Note 4) E

3.5 (12)   (Note 4) F

4 (13) (Note 4) G

4.5 (15) (Note 4) H

5 (17) (Note 4) J

5.5 (18) (Note 4) K

6 (20) (Note 4) L

6.5 (22) (Note 4) M

7 (23.5) (Note 4) N

7.5 (25) (Note 4) P

8 (27) (Note 4) Q

9 (30) (Note 4) R

10 (33) (Note 4) S

12 (40) (Note 4) T

14 (47)  (Note 4) U

16 (53) (Note 4) V

Fill Fluid - 16th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 5) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 5) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 6) W

Vegetable oil Neobee M-20 (FDA approved) (Note 6) A

Glycerin-water 70% (FDA approved) (Note 6) B

Flushing Ring: Hole and Thread - 17th character

None N

Flushing Ring Material - 18th character

None N

Flushing Ring: Plug and Gasket - 19th character

None N
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26RR Rotating flange diaphragm seals (flush) - Ring Joint
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 R R X XX X X XX X X X X X X X

Rotating flange diaphragm seal (flush) Ring Joint to ASME B16.5 

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Mounting Flange Rating / Size - 7th and 8th  characters

ASME CL 150 / 1 1/2 in. D1

ASME CL 300 / 1 1/2 in. D2

ASME CL 600 / 1 1/2 in. D3

ASME CL 900-1500 / 1 1/2 in. D5

ASME CL 2500 / 1 1/2 in. D6

ASME CL 150 / 2 in. E1

ASME CL 300 / 2 in. E2

ASME CL 600 / 2 in. E3

ASME CL 900-1500 / 2 in. E5

ASME CL 2500 / 2 in. E6

ASME CL 150 / 3 in. G1

ASME CL 300 / 3 in. G2

ASME CL 600 / 3 in. G3

ASME CL 900 / 3 in. G4

ASME CL 1500 / 3 in. G5

ASME CL 2500 / 3 in. G6

Mounting Flange Material - 9th character

Carbon steel C

AISI 316 ss S

Extensions Length - 10th character

Flush F

Diaphragm Material - 11th and 12th characters

AISI 316 L ss NACE SM

Hastelloy C-276 NACE HM

Inconel 625 NACE LM

Seal Surface Finish - 13th character

Ring joint 3

Capillary Protection - 14th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 1) N
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Note 1: Not available with transmitter side of connection code L
Note 2: Not available with capillary protection code A, B
Note 3: Not available with capillary protection code N
Note 4: Suitable for oxygen service
Note 5: Suitable for food application

BASIC ORDERING INFORMATION model S26RR S 2 6 R R X XX X X XX X X X X X X X

Capillary Length m (Feet) - 15th character

Direct-mount construction (Note 2) 1

1 (3) (Note 3) A

1.5 (5) (Note 3) B

2 (7) (Note 3) C

2.5 (8) (Note 3) D

3 (10) (Note 3) E

3.5 (12)   (Note 3) F

4 (13) (Note 3) G

4.5 (15) (Note 3) H

5 (17) (Note 3) J

5.5 (18) (Note 3) K

6 (20) (Note 3) L

6.5 (22) (Note 3) M

7 (23.5) (Note 3) N

7.5 (25) (Note 3) P

8 (27) (Note 3) Q

9 (30) (Note 3) R

10 (33) (Note 3) S

12 (40) (Note 3) T

14 (47)  (Note 3) U

16 (53) (Note 3) V

Fill Fluid - 16th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 4) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 4) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 5) W

Vegetable oil Neobee M-20 (FDA approved) (Note 5) A

Glycerin-water 70% (FDA approved) (Note 5) B

Flushing Ring: Hole and Thread - 17th character

None N

Flushing Ring Material - 18th character

None N

Flushing Ring: Plug and Gasket - 19th character

None N
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26FA Fixed flange diaphragm seals (flush) to ASME B16.5
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 F A X XX X X XX X X X X X

Fixed flange diaphragm seal (flush) to ASME B16.5

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Mounting Flange Rating / Size - 7th and 8th  characters

ASME CL 150 / 2 in. E1

ASME CL 300 / 2 in. E2

ASME CL 600 / 2 in. E3

ASME CL 150 / 3 in. G1

ASME CL 300 / 3 in. G2

ASME CL 600 / 3 in. G3

ASME CL 150 / 4 in. H1

Mounting Flange Material - 9th character

AISI 316 L ss S

Extensions Length - 10th character

Flush F

Diaphragm Material - 11th and 12th characters

AISI 316 L ss NACE SM

AISI 316 L ss - Low thickness NACE SL

Hastelloy C-276 NACE HM

Hastelloy C-276 - Low thickness NACE HL

Hastelloy C-2000 NACE MM

Inconel 625 NACE LM
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BASIC ORDERING INFORMATION model S26FA S 2 6 F A X XX X X XX X X X X X X X

Seal Surface Finish - 13th character

Serrated (Note 1) 1 continued 

see next pageSmooth 2

Capillary Protection - 14th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 2) N

Capillary Length m (Feet) - 15th character

Direct-mount construction (Note 3) 1

1 (3) (Note 4) A

1.5 (5) (Note 4) B

2 (7) (Note 4) C

2.5 (8) (Note 4) D

3 (10) (Note 4) E

3.5 (12)   (Note 4) F

4 (13) (Note 4) G

4.5 (15) (Note 4) H

5 (17) (Note 4) J

5.5 (18) (Note 4) K

6 (20) (Note 4) L

6.5 (22) (Note 4) M

7 (23.5) (Note 4) N

7.5 (25) (Note 4) P

8 (27) (Note 4) Q

9 (30) (Note 4) R

10 (33) (Note 4) S

12 (40) (Note 4) T

14 (47)  (Note 4) U

16 (53) (Note 4) V

Fill Fluid - 16th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 5) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 5) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 6) W

Vegetable oil Neobee M-20 (FDA approved) (Note 6) A

Glycerin-water 70% (FDA approved) (Note 6) B
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

Note 1: Not available with diaphragm material code MM, LM
Note 2: Not available with transmitter side of connection code L
Note 3: Not available with capillary protection code A, B
Note 4: Not available with capillary protection code N
Note 5: Suitable for oxygen service
Note 6: Suitable for food application
Note 7: Not available with Flushing ring: hole and thread code 2, 3, 4, 5
Note 8: Not available with Flushing ring: hole and thread code N
Note 9: Not available with Seal surface finish code 1
Note 10: Not available with Hastelloy C-276 flushing ring material code H
Note 11: Not available with AISI 316 L flushing ring material code A

BASIC ORDERING INFORMATION model S26FA S 2 6 F A X XX X X XX X X X X  X X X

Flushing Ring: Hole and Thread - 17th character

None N

1 hole - 1/2 in. NPT 2

2 holes - 1/2 in. NPT 3

1 hole - 1/4 in. NPT 4

2 holes - 1/4 in. NPT 5

Flushing Ring Material - 18th character

None (Note 7) N

AISI 316 L ss (Note 8) NACE A

Hastelloy C-276 (Notes 8, 9) NACE H

Flushing Ring: Plug and Gasket - 19th character

No plug - No gasket N

No plug - garlock (Note 8) A

No plug - PTFE (Note 8) B

No plug - graphite (Note 8) C

AISI 316 L ss - no gasket (Notes 8, 10) NACE D

AISI 316 L ss - garlock (Notes 8, 10) NACE E

AISI 316 L ss - PTFE (Notes 8, 10) NACE F

AISI 316 L ss - graphite (Notes 8, 10) NACE G

Hastelloy C-276 - no gasket (Notes 8, 11) NACE H

Hastelloy C-276 - garlock (Notes 8, 11) NACE L

Hastelloy C-276 - PTFE (Notes 8, 11) NACE M

Hastelloy C-276 - graphite (Notes 8, 11) NACE P
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BASIC ORDERING INFORMATION model S26FE Fixed flange diaphragm seals (flush) to EN 1092-1
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 F E X XX X X XX X X X X X

Fixed flange diaphragm seal (flush) to EN 1092-1

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Mounting Flange Rating / Size - 7th and 8th  characters

PN 16 / DN 50 N1

PN 40 / DN 50 N2

PN 63 / DN 50 N3

PN 100 / DN 50 N4

PN 16 / DN 80 P1

PN 40 / DN 80 P2

PN 63 / DN 80 P3

PN 100 / DN 80 P4

PN 16 / DN 100 Q1

Mounting Flange Material - 9th character

AISI 316 L ss S

Extensions Length - 10th character

Flush F

Diaphragm Material - 11th and 12th characters

AISI 316 L ss NACE SM

AISI 316 L ss - Low thickness (not for extended diaphragm) NACE SL

Hastelloy C-276 NACE HM

Hastelloy C-276 - Low thickness (not for extended diaphragm) NACE HL

Hastelloy C-2000 (not for extended diaphragm) NACE MM

Inconel 625 (not for extended diaphragm) NACE LM
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26FE S 2 6 F E X XX X X XX X X X X X X X

Seal Surface Finish - 13th character

Serrated (Note 1) 1 continued 

see next pageSmooth 2

Form E - Spigot type (Note 2) 4

Form D - Groove type (Note 3) 6

Capillary Protection - 14th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 4) N

Capillary Length m (Feet) - 15th character

Direct-mount construction (Note 5) 1

1 (3) (Note 6) A

1.5 (5) (Note 6) B

2 (7) (Note 6) C

2.5 (8) (Note 6) D

3 (10) (Note 6) E

3.5 (12)   (Note 6) F

4 (13) (Note 6) G

4.5 (15) (Note 6) H

5 (17) (Note 6) J

5.5 (18) (Note 6) K

6 (20) (Note 6) L

6.5 (22) (Note 6) M

7 (23.5) (Note 6) N

7.5 (25) (Note 6) P

8 (27) (Note 6) Q

9 (30) (Note 6) R

10 (33) (Note 6) S

12 (40) (Note 6) T

14 (47)  (Note 6) U

16 (53) (Note 6) V

Fill Fluid - 16th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 7) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 7) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 8) W

Vegetable oil Neobee M-20 (FDA approved) (Note 8) A

Glycerin-water 70% (FDA approved) (Note 8) B
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Note 1: Not available with diaphragm material code MM, LM
Note 2: Not available with DN 100 size code Q1combined with diaphragm material code SM, HM, HL, MM, LM
Note 3: Not available with diaphragm material code HM, HL, MM, LM
Note 4: Not available with transmitter side of connection code L
Note 5: Not available with capillary protection code A, B
Note 6: Not available with capillary protection code N
Note 7: Suitable for oxygen service
Note 8: Suitable for food application
Note 9: Not available with Seal surface finish code 4, 6
Note 10: Not available with Flushing ring: hole and thread code 2, 3, 4, 5
Note 11: Not available with Flushing ring: hole and thread code N
Note 12: Not available with Seal surface finish code 1
Note 13: Not available with Hastelloy C-276 flushing ring material code H
Note 14: Not available with AISI 316 L flushing ring material code A

BASIC ORDERING INFORMATION model S26FE S 2 6 F E X XX X X XX X X X X  X X X

Flushing Ring: Hole and Thread - 17th character

None N

1 hole - 1/2 in. NPT (Note 9) 2

2 holes - 1/2 in. NPT (Note 9) 3

1 hole - 1/4 in. NPT (Note 9) 4

2 holes - 1/4 in. NPT (Note 9) 5

Flushing Ring Material - 18th character

None (Note 10) N

AISI 316 L ss (Note 11) NACE A

Hastelloy C-276 (Notes 11, 12) NACE H

Flushing Ring: Plug and Gasket - 19th character

No plug - No gasket N

No plug - garlock (Note 11) A

No plug - PTFE (Note 11) B

No plug - graphite (Note 11) C

AISI 316 L ss - no gasket (Notes 11, 13) NACE D

AISI 316 L ss - garlock (Notes 11, 13) NACE E

AISI 316 L ss - PTFE (Notes 11, 13) NACE F

AISI 316 L ss - graphite (Notes 11, 13) NACE G

Hastelloy C-276 - no gasket (Notes 11, 14) NACE H

Hastelloy C-276 - garlock (Notes 11, 14) NACE L

Hastelloy C-276 - PTFE (Notes 11, 14) NACE M

Hastelloy C-276 - graphite (Notes 11, 14) NACE P



62   DS/266XDH-EN Rev.B | 2600T Series Pressure transmitters 266DDH, 266HDH, 266NDH

Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26MA Off-line flange diaphragm seals
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 M A X XX X XX X X X X X

Off-line flange diaphragm seal to ASME B16.5 

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Mounting Flange Rating / Size - 7th and 8th  characters

ASME CL 150 / 1/2 in. A1

ASME CL 300 / 1/2 in. A2

ASME CL 150 / 1 in. C1

ASME CL 300 / 1 in. C2

ASME CL 150 / 1 1/2 in. D1

ASME CL 300 / 1 1/2 in. D2

Mounting Flange Material / Seat Form - 9th character

AISI 316 ss / Form RF (raised face) - serrated finish NACE (Note 6) S

Hastelloy C-276 / Form RF (raised face) - serrated finish NACE (Note 6) H

Hastelloy C-2000 / Form RF (raised face) - serrated finish NACE (Note 7) Y

Diaphragm Material - 10th and 11th characters

AISI 316 L ss NACE SM

Hastelloy C-276 NACE HM

Hastelloy C-2000 NACE MM

Hastelloy C-2000 diaphragm and body NACE ZM

Inconel 625 NACE LM

Tantalum TM

AISI 316 L ss gold plated NACE NM

Capillary Protection - 12th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 1) N



2600T Series Pressure transmitters 266DDH, 266HDH, 266NDH | DS/266XDH-EN  Rev. B  63

Note 1: Not available with transmitter side of connection code L
Note 2: Not available with capillary protection code A, B
Note 3: Not available with capillary protection code N
Note 4: Suitable for oxygen service
Note 5: Suitable for food application
Note 6: Not available with diaphragm material code ZM
Note 7: Not available with diaphragm material code SM, HM, MM, LM, TM, NM

BASIC ORDERING INFORMATION model S26MA S 2 6 M A X XX X XX X X X X X

Capillary Length m (Feet) - 13th character

Direct-mount construction (Note 2) 1

1 (3) (Note 3) A

1.5 (5) (Note 3) B

2 (7) (Note 3) C

2.5 (8) (Note 3) D

3 (10) (Note 3) E

3.5 (12)   (Note 3) F

4 (13) (Note 3) G

4.5 (15) (Note 3) H

5 (17) (Note 3) J

5.5 (18) (Note 3) K

6 (20) (Note 3) L

6.5 (22) (Note 3) M

7 (23.5) (Note 3) N

7.5 (25) (Note 3) P

8 (27) (Note 3) Q

9 (30) (Note 3) R

10 (33) (Note 3) S

12 (40) (Note 3) T

Fill Fluid - 14th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 4) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 4) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 5) W

Vegetable oil Neobee M-20 (FDA approved) (Note 5) A

Glycerin-water 70% (FDA approved) (Note 5) B

Flushing Connections - 15th character

Not required 1

Provided (2 off) Q

Gasket - 16th character

PTFE 2

Viton™ (Note 6) 3

Graphite (Note 6) 7
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26ME Off-line flange diaphragm seals
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 M E X XX X XX X X X X X

Off-line flange diaphragm seal to EN 1092-1 

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Mounting Flange Rating / Size - 7th and 8th  characters

PN 16 - 40 / DN 25 L2

PN 16 - 40 / DN 40 M2

Mounting Flange Material / Seat Form - 9th character

AISI 316 ss / Form RF (raised face) - serrated finish NACE S

Hastelloy C-276 / Form RF (raised face) - serrated finish NACE H

Diaphragm Material - 10th and 11th characters

AISI 316 L ss NACE SM

Hastelloy C-276 NACE HM

Hastelloy C-2000 NACE MM

Inconel 625 NACE LM

Tantalum TM

AISI 316 L ss gold plated NACE NM

Capillary Protection - 12th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 1) N
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Note 1: Not available with transmitter side of connection code L
Note 2: Not available with capillary protection code A, B
Note 3: Not available with capillary protection code N
Note 4: Suitable for oxygen service
Note 5: Suitable for food application

BASIC ORDERING INFORMATION model S26ME S 2 6 M E X XX X XX X X X X X

Capillary Length m (Feet) - 13th character

Direct-mount construction (Note 2) 1

1 (3) (Note 3) A

1.5 (5) (Note 3) B

2 (7) (Note 3) C

2.5 (8) (Note 3) D

3 (10) (Note 3) E

3.5 (12)   (Note 3) F

4 (13) (Note 3) G

4.5 (15) (Note 3) H

5 (17) (Note 3) J

5.5 (18) (Note 3) K

6 (20) (Note 3) L

6.5 (22) (Note 3) M

7 (23.5) (Note 3) N

7.5 (25) (Note 3) P

8 (27) (Note 3) Q

9 (30) (Note 3) R

10 (33) (Note 3) S

12 (40) (Note 3) T

Fill Fluid - 14th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 4) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 4) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 5) W

Vegetable oil Neobee M-20 (FDA approved) (Note 5) A

Glycerin-water 70% (FDA approved) (Note 5) B

Flushing Connections - 15th character

Not required 1

Provided Q

Gasket - 16th character

PTFE 2

Viton™ 3

Graphite 7
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26TT Off-line threaded diaphragm seals
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 T T X X X X XX X X X X X

Off-line threaded diaphragm seal 

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Size - 7th  character

1/4 in. NPT-f 1

1/2 in. NPT-f 2

3/4 in. NPT-f 3

1 in. NPT-f 4

1 1/2 in. NPT-f 5

Bolts material - 8th character

AISI 316 ss 1

Carbon steel 2

Alloy steel NACE 3

Mounting Flange Material / Seat Form - 9th character

AISI 316 ss / Form RF (raised face) - serrated finish NACE S

Hastelloy C-276 / Form RF (raised face) - serrated finish NACE H

Diaphragm Material - 10th and 11th characters

AISI 316 L ss NACE SM

Hastelloy C-276 NACE HM

Hastelloy C-2000 NACE MM

Inconel 625 NACE LM

Tantalum TM

AISI 316 L ss gold plated NACE NM

Capillary Protection - 12th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 1) N
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Note 1: Not available with transmitter side of connection code L
Note 2: Not available with capillary protection code A, B
Note 3: Not available with capillary protection code N
Note 4: Suitable for oxygen service
Note 5: Suitable for food application
Note 6: Not available with size code 5

BASIC ORDERING INFORMATION model S26TT S 2 6 T T X XX X XX X X X X X

Capillary Length m (Feet) - 13th character

Direct-mount construction (Note 2) 1

1 (3) (Note 3) A

1.5 (5) (Note 3) B

2 (7) (Note 3) C

2.5 (8) (Note 3) D

3 (10) (Note 3) E

3.5 (12)   (Note 3) F

4 (13) (Note 3) G

4.5 (15) (Note 3) H

5 (17) (Note 3) J

5.5 (18) (Note 3) K

6 (20) (Note 3) L

6.5 (22) (Note 3) M

7 (23.5) (Note 3) N

7.5 (25) (Note 3) P

8 (27) (Note 3) Q

9 (30) (Note 3) R

10 (33) (Note 3) S

12 (40) (Note 3) T

Fill Fluid - 14th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 4) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 4) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 5) W

Vegetable oil Neobee M-20 (FDA approved) (Note 5) A

Glycerin-water 70% (FDA approved) (Note 5) B

Flushing Connections - 15th character

Not required 1

Provided (2 off) (Note 6) Q

Gasket - 16th character

PTFE 2

Viton™ 3

Graphite 7
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26SS Sanitary and food diaphragm seals
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 S S X X XX X X X X X

Sanitary and food diaphragm seal 

Transmitter Side of Connection - 6th character continued 

see next pageHigh pressure side H

Low pressure side L

Mounting connection - 7th  character

Union nut DIN 11851 – F50 (not 3-A authorized) A

Union nut DIN 11851 – F80 (not 3-A authorized) B

2 in. Triclamp F

3 in. Triclamp G

4 in. Triclamp H

2 in. Cherry Burrell L

3 in. Cherry Burrell M

4 in. Cherry Burrell N

4 in. Sanitary flush diaphragm P

4 in. Sanitary extended (2 in.) diaphragm Q

4 in. Sanitary extended (4 in.) diaphragm R

4 in. Sanitary extended (6 in.) diaphragm S

4in Cherry Burrell aseptic - ONLY REMOTE MOUNT W

4in aseptic flanged connection - ONLY REMOTE MOUNT J

Beverage application bolted seal (not 3-A authorized) - ONLY DIRECT MOUNT WITH 266HDH, 266NDH T

Diaphragm Material - 8th and 9th characters

AISI 316 L ss SM

Capillary Protection - 10th character

AISI 316 L ss armour (Note 1) A

AISI 316 L ss armour with PVC protective cover (Note 1) B

Extension tube for direct mount seal (Note 2) N

Capillary Length m (Feet) - 11th character

Direct-mount construction (Note 3) 1

1 (3) (Note 4) A

1.5 (5) (Note 4) B

2 (7) (Note 4) C

2.5 (8) (Note 4) D

3 (10) (Note 4) E

3.5 (12)   (Note 4) F

4 (13) (Note 4) G

4.5 (15) (Note 4) H

5 (17) (Note 4) J

5.5 (18) (Note 4) K

6 (20) (Note 4) L

6.5 (22) (Note 4) M

7 (23.5) (Note 4) N

7.5 (25) (Note 4) P

8 (27) (Note 4) Q

9 (30) (Note 4) R

10 (33) (Note 4) S
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Note 1: Not available with beverage bolted seal connection code T
Note 2: Not available with transmitter side of connection code L
Note 3: Not available with capillary protection code A, B
Note 4: Not available with capillary protection code N 
Note 5: Suitable for oxygen service
Note 6: Suitable for food application

BASIC ORDERING INFORMATION model S26SS S 2 6 S S X X XX X X X X X

Fill Fluid - 12th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Inert oil - Halocarbon 4.2 (-40 to 250 °C; -40 to 480 °F) (Note 5) D

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 6) W

Vegetable oil Neobee M-20 (FDA approved) (Note 6) A

Glycerin-water 70% (FDA approved) (Note 6) B

Clamp/Fittings - 13th character

None 1

2 in. V-band Clamp (for 2 in. Triclamp) A

3 in. V-band Clamp (for 3 in. Triclamp) B

4 in. V-band Clamp (for 4 in. Triclamp, 4 in. Cherry Burrell, 4 in. Sanitary flush and 4 in. aseptic flanged) C

4 in. Tank spud, tank wall up to 4.7mm (0.18) and 4 in. V-band Clamp (for 4 in. Sanitary flush seal) D

4 in. Tank spud, tank wall up to 9.5mm (0.37) and 4 in. V-band Clamp (for 4 in. Sanitary flush seal) E

4 in. schedule 5 V-band clamp (for 4 in. Sanitary extended seal) F

Tank spud for 2 in. extension and 4 in. schedule 5 V-band clamp (for 4 in. Sanitary extended 2 in. seal) G

Tank spud for 4 in. extension and 4 in. schedule 5 V-band clamp (for 4 in. Sanitary extended 4 in. seal) H

Tank spud for 6 in. extension and 4 in. schedule 5 V-band clamp (for 4 in. Sanitary extended 6 in. seal) J

Aseptic tank spud (for 4 in. aseptic flanged seal) P

Flanged tank spud with 6 holes (for 1 1/2 in. beverage seal) K

Gasket - 14th character

None 1

Ethylene propylene gasket DN100 (for 4 in. Sanitary extended seal) - (EPDM 3-A 18-03 Class II) A

Ethylene propylene gasket (for 1 1/2 in. beverage seal) B

Ethylene propylene gasket DN50 (for F50 Union nut seal) C

Ethylene propylene gasket DN80 (for F80 Union nut seal) D

Ethylene propylene gasket (for 4 in. Sanitary flush and 4 in. aseptic) - (EPDM 3-A 18-03 Class II) G
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26KN Pulp and paper diaphragm seals
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 K N X X XX X X X X

Pulp and paper diaphragm seal 

Transmitter Side of Connection - 6th character

High pressure side H

Size / Mounting connection - 7th  character

1 in. pulp and paper seal - sealing with gaskets to spud (NOT AVAILABLE WITH SENSOR G AND S) U

1 1/2 in. pulp and paper seal - sealing with gasket to spud (NOT AVAILABLE WITH SENSOR S) K

1 in. pulp and paper seal with 1 in. NPT male threaded connection (NOT AVAILABLE WITH SENSOR G) W

1 1/2 in. pulp and paper seal with 1 1/2 in. NPT male threaded connection Z

1 in. pulp and paper seal with G 1 in. A male threaded connection (NOT AVAILABLE WITH SENSOR G) 1

1 1/2 in. pulp and paper seal with G 1 1/2 in. A male threaded connection 2

1 in. pulp and paper seal with ball valve connection (NOT AVAILABLE WITH SENSOR G AND S and 266NDH) Y

1 1/2 in. pulp and paper seal - sealing with gasket to M44 threaded spud (NOT AVAILABLE WITH SENSOR S) V

Diaphragm Material - 8th and 9th characters

AISI 316 L ss (Note 1) SL

Hastelloy C-276 HL

Diaflex (AISI with anti-abrasion treatment) (Note 1) FL

Capillary Protection - 10th character

Extension tube for direct mount seal N

Capillary Length m (Feet) - 11th character

Direct-mount construction 1

Fill Fluid - 12th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Mineral oil Esso Marcol 122 (FDA approved) (Note 5) W

Clamp/Fittings - 13th character

Not required N

Weld-on spud and fixing screw for 1 in. pulp & paper seal connection (Note 2) C

Weld-on threaded spud for 1 1/2 in. pulp & paper seal connection (Note 3) D

Weld-on spud and fixing screws for 1 1/2 in. pulp & paper seal connection (Note 4) F

Note 1: Not available with connection code Y
Note 2: Suitable ONLY for 1 in. size - sealing with gaskets code U
Note 3: Suitable ONLY for 1-1/2 in. size to M44 threaded spud - sealing with gaskets code V
Note 4: Suitable ONLY for 1-1/2 in. size - sealing with gaskets code K
Note 5: Suitable for food application
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BASIC ORDERING INFORMATION model S26JN In-line diaphragm seals
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 J N X X XX X X X

In-line diaphragm seal 

Transmitter Side of Connection - 6th character

High pressure side H

Size / Mounting connection - 7th  character

DN 25 / 1 in. A

DN 40 / 1 1/2 in. B

DN 50 / 2 in. C

DN 80 / 3 in. D

Diaphragm Material - 8th and 9th characters

AISI 316 L ss NACE SM

Hastelloy C-276 NACE HM

Capillary Protection - 10th character

Extension tube for direct mount seal N

Capillary Length m (Feet) - 11th character

Direct-mount construction 1

Fill Fluid - 12th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 1) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 1) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 2) W

Vegetable oil Neobee M-20 (FDA approved) (Note 2) A

Glycerin-water 70% (FDA approved) (Note 2) B

Note 1: Suitable for oxygen service
Note 2: Suitable for food application
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute

BASIC ORDERING INFORMATION model S26VN Socket and saddle diaphragm seals
Select one character or set of characters from each category and specify complete catalog number.
BASE MODEL - 1st to 5th characters S 2 6 V N X XX X X X X X

Socket and saddle diaphragm seal 

Transmitter Side of Connection - 6th character continued

see next pageHigh pressure side H

Low pressure side L

Diaphragm Material - 7th and 8th characters

AISI 316 L ss NACE SM

Hastelloy C-276 NACE HM

Hastelloy C-2000 NACE MM

Inconel 625 NACE LM

Tantalum TM

AISI 316 L ss gold plated NACE NM

Superduplex ss (UNS S32750 to ASTM SA479) NACE EM

Capillary Protection - 9th character

AISI 316 L ss armour A

AISI 316 L ss armour with PVC protective cover B

Extension tube for direct mount seal (Note 1) N
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Note 1: Not available with transmitter side of connection code L
Note 2: Not available with capillary protection code A, B
Note 3: Not available with capillary protection code N
Note 4: Suitable for oxygen service
Note 5: Suitable for food application

BASIC ORDERING INFORMATION model S26VN S 2 6 V N X XX X X X X X

Capillary Length m (Feet) - 10th character

Direct-mount construction (Note 2) 1

1 (3) (Note 3) A

1.5 (5) (Note 3) B

2 (7) (Note 3) C

2.5 (8) (Note 3) D

3 (10) (Note 3) E

3.5 (12)   (Note 3) F

4 (13) (Note 3) G

4.5 (15) (Note 3) H

5 (17) (Note 3) J

Fill Fluid - 11th character

Silicone oil DC200 10 cSt (-40 to 250 °C; -40 to 480 °F) S

Silicone oil Baysilone PD5 5 cSt (-85 to 250 °C; -121 to 480 °F) P

Inert oil - Galden G5 (Oxygen service) (Note 4) N

Inert oil - Halocarbon 4.2 (Oxygen service) (Note 4) D

Silicone oil DC704 (-10 to 375 °C; 14 to 707 °F) G

Silicone polymer Syltherm XLT (-100 to 100 °C; -148 to 212 °F) C

Mineral oil Esso Marcol 122 (FDA approved) (Note 5) W

Vegetable oil Neobee M-20 (FDA approved) (Note 5) A

Glycerin-water 70% (FDA approved) (Note 5) B

Process Fitting Connections - 12th character

Not required N

Saddle 2 in. 1

Saddle 2 1/2 in. 2

Saddle 3 in. 3

Saddle 4 in. 4

Saddle 5 in. 5

Saddle 6 in. 6

Socket 1/2 in. A

Socket 3/4 in. B

Socket 1 in. C

Socket 1 1/2 in. D

Socket 2 in. E

Gasket - 13th character

PTFE 2

Graphite 7
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Model 266DDH Differential 
Model 266HDH Gauge 
Model 266NDH Absolute
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Contact us

Note
We reserve the right to make technical changes or 
modify the contents of this document without prior 
notice. With regard to purchase orders, the agreed
particulars shall prevail. ABB does not accept any 
responsibility whatsoever for potential errors or 
possible lack of information in this document.

We reserve all rights in this document and in the 
subject matter and illustrations contained therein. 
Any reproduction, disclosure to third parties or 
utilization of its contents - in whole or in parts – is 
forbidden without prior written consent of ABB.

Copyright© 2012 ABB
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™ Hastelloy C-276 is a Cabot Corporation 
trademark
™ Hastelloy C-2000 is an Haynes International 
trademark
™ Monel is an International Nickel Co. trademark
™ Viton is a Dupont de Nemour trademark
™ DC200 is a Dow Corning Corporation trademark
™ DC704 is a Dow Corning Corporation trademark
™ Galden is a Montefluos trademark   
™ Halocarbon is a Halocarbon Products Co. 
trademark
™ Baysilone is a GE Bayer trademark 
™ Neobee M-20 is a Stepan Company trademark
™ Esso Marcol 122 is a Esso Italiana trademark
™ Syltherm is a Dow Chemical Company trademark
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