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The smart solution for OEM’s Reduced installation cost 
and space for differential measurements
Half the space of a conventional transmitter requested for 
installation.

Explosion proof protected
Combined hazardous area electrical certification, user selec-
table on the same device, keeps inventory low.

The best choice for Oil & Gas
Standard stainless steel explosion proof housing in combi-
nation with NACE MR0175 wetted parts is the convenient 
solution for offshore plants and agressive environment.

Cost-effective flexibility
The user has a comprehensive choice of sensors, optimizing 
in-use total performance and stability. Configuration functions 
are flexible, provided locally via local keypad or via hand held 
terminal or PC configuration platform. A standard stainless 
steel housing and surge protector add an additional layer of 
protection from aggressive environments and power supply 
surges. With an MTBF that exceeds 200 years, 364 series can 
boost plant efficiency while lowering long-term inventory costs.

Easy-to-fit on the plant
Connecting the 364 is made easy by its programmable pres-
sure polarity feature; this enables users to install the transmit-
ter and indicator in the most appropriate position and then 
define the high and low pressure connections afterwards.

Naval Approval
364 pressure transmitters enable Customers to pursue new 
opportunities in the marine market thanks to BV (Bureau Veri-
tas) and DNV (Det Norske Veritas) naval certificates.

Accelerated operational drift tests have demonstrated the 
exceptional stability of the 364

Total temperature effect for the whole range 
(-40°C...+85°C) better than 0.1% of URL

Saving installation space
Enhancing plant performances thru high 
stability
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Pressure transmitters with diaphragm seal
364 family also includes transmitters with direct mount and/
or remote diaphragm seal designed to meet the most critical 
process application requirements and already proven to deli-
ver best in class reliability from ABB 2600T pressure line. 
The innovative design of the 364 transmitter with remote dia-
phragm seal opens new frontiers to space saving installations 
and capillaries protection. 
Operative accuracy is 0.06% across the operating span, 
which varies from 2mbar to 160bar. 
The unique combination of compact size, with optional clear 
view intelligent display, low weight and corrosion resistant 
stainless steel housing are combined with a comprehensive 
range of process wetted materials and process connections.

S364 diaphragm seals
S364 diaphragms seals line is manufactured by ABB and 
offers one of the widest choices of process connection and 
wetted materials on the market today.
ABB give customers the opportunity of choosing among 
different special materials like tantalum, Superduplex, Inconel 
625, Monel™, Hastelloy C276™ and unique to ABB Hastelloy 
C2000™; diaphragm seal portfolio includes different coatings 
such as anti-abrasion Diaflex, gold plated, anti-stick and anti-
corrosion, available right out of the catalogue.
The innovative wetted materials enhance existing measu-
rement life and implement new demanding application with 
trust. ABB offers special designed remote seals for individual 
process solutions adding flexibility for customers’ installations. 
ABB diaphragm seals are manufactured on the experience of 
Taylor and in case of a diaphragm failure they can be repaired 
at one of the ABB pressure service center worldwide. 
ABB have decades of experience in the manufacture of remo-
te seal systems and the “All-welded” and helium leak tested 
construction provides a no leak solution that is particularly 
applicable for safety installations.

ABB all-welded seals
Choice without compromise
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Model Measurement Measuring ranges Process 

connections

Construction Electrical

connection

364DS Differential

Pressure

0.05 to 16000 kPa

0.5 mbar to 160 bar

0.2 inH2O to 2320 psi

1/4 - 18 NPT female direct

1/2 - 14 NPT female 

through adapter

on process axis

All stainless 

steel body

Hastelloy 

process 

diaphragms

Optional 

indicator

1/2 -14 NPT

M20 x 1,5 

(CM20)

364PS Gauge Pressure

high overload

364GS Gauge Pressure

12.5 to 60000 kPa

125 mbar to 600 bar

50 inH2O to 8700 psi

 1/2 - 14 NPT female

1/2 - 14 NPT male

DIN EN 837-1 G 1/2 B

all direct on process axis

364AS Absolute Pressure

12.5 to 10000 kPa

125 mbar to 100 bar

93.8 mmHg to 1450 psia

364DR Differential Pressure

and Level

0.2 to 16000 kPa

2 mbar to 160 bar

0.8 inH2O to 2320 psi

Two remote seals or 

one remote seal and 

one threaded connection

(1/4 - 18 NPT female direct or

1/2 - 14 NPT female through 

adapter on process axis; 

1/4 - 18 NPT female or

1/2 - 14 NPT female 

through adapter side entry)

364PR Gauge Pressure

and Level

0.54 to 16000 kPa

5.4 mbar to 160 bar

2.14 inH2O to 2320 psi

One remote seal and 

reference side vented 

with filter to atmoshere

364DD

Differential

or Gauge Pressure 

and Level

One direct mount seal 

and one remote seal or 

one threaded connection

(1/4 - 18 NPT female or

1/2 - 14 NPT female 

through adapter

side entry)
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S364 

Diaphragm 

Seal

Seal Type

S364A

ASME Flanged 

Remote Seal

S364E

EN Flanged 

Remote Seal

S364R

Flanged Remote Seal 

whit Ring Joint

S364W

Wafer / Pancake 

Style Remote Seal

S364M

Off-line flanged 

remote seal

S364T

Off-line threaded 

remote seal

S364S

Sanitary and food 

remote seal

S364U

Union Connection 

remote seal

S364C

Chemical Tee 

remote seal

Markets and Industries

Chemical, Oil and Gas, 

Mining, Pulp and Paper,

General Industry, Power

Chemical, Oil and Gas, 

Mining, Pulp and Paper,

General Industry, Power

Chemical, 

Oil and Gas, 

Petrochemical

Chemical, Oil and Gas, 

Mining, Pulp and Paper,

General Industry, Power

Chemical, 

Oil and Gas, 

Petrochemical, Power

Chemical, 

Oil and Gas, 

Petrochemical, Power

Food and Beverage, 

Sanitary, 

Chemical

Chemical, 

Pulp and Paper

Chemical, 

Oil and Gas

(Flow with Wedges)

Flange Material AISI 316

Carbon Steel

AISI 316

Carbon Steel

AISI 316

Carbon Steel

AISI 316 AISI 316 L ss

Hastelloy C276

AISI 316 L ss

Hastelloy C276

AISI 304 L ss

AISI 316 L ss

AISI 316 ss AISI 316L ss

Flange Rating

ASME CL 150

ASME CL 300

ASME CL 600

ASME CL 900

ASME CL 1500

EN PN 16

EN PN 40

EN PN 63 

EN PN 100

ASME CL 150

ASME CL 300

ASME CL 600

ASME CL 900

ASME CL 1500

ASME CL 2500 

16 MPa 

(can be limited 

by backup flange rating)

ASME CL 150 

ASME CL 300 

EN PN 16/40 bar

16 MPa

1.7 to 3.8 MPa for Triclamp

2.5 MPa for Union Nut

1.9 MPa for Cherry Burrel

and Sanitary (can be 

limited by clamp option)

103 bar

(limited to 20 bar by

Chemical Tee flange)

20 bar

Flange Size

2 in

3 in

4 in

DN 50

DN 80

DN 100

1 - 1/2 in

2 in

3 in

1 - 1/2 in

2 in

3 in

DN 40

DN 50

DN 80

1/2 in, 1 in or 1 - 1/2 in  DN 

25 or DN 40 

Off-line flanged 

connection

1/4 in NPT-F

1/2 in NPT-F

3/4 in NPT-F

1in NPT-F

1 - 1/2 in NPT-F

Off-line threaded connection

Triclamp and Cherry 

Burrel: 2in, 3in or 4in

Union Nut: F50 or F80 

to DIN 11851

Sanitary: 4in flush or 

4in extended diaphragm

1 - 1/2 in 

Full thread 16N2

Proprietary – 3 in

Isolating 

Diaphragm 

Material

AISI 316 L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI anti-stick

Hastelloy with anti-stick 

AISI with anti-corrosion

Diaflex

Superduplex ss

AISI 316 L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI anti-stick

Hastelloy with anti-stick 

AISI with anti-corrosion

Diaflex

Superduplex ss

AISI 316L ss

Hastelloy C276™

Inconel 625

AISI 316 L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI anti-stick

Hastelloy with anti-stick 

AISI with anti-corrosion

Diaflex

Superduplex ss

AISI 316L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI 316L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI 316L ss

AISI 316L ss

Hastelloy C276

AISI 316L ss

Hastelloy C276

AISI anti-stick

Hastelloy with anti-stick

AISI with anti-corrosion

Diaflex

Fill Fluid

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Dimensioni del

flushing ring

1 hole 1/2 in NPT

2 holes 1/2 in NPT

1 hole 1/4 in NPT

2 holes 1/4 in NPT

1 hole 1/2 in NPT

2 holes 1/2 in NPT

1 hole 1/4 in NPT

2 holes 1/4 in NPT

1 hole 1/2 in NPT

2 holes 1/2 in NPT

1 hole 1/4 in NPT

2 holes 1/4 in NPT

Flushing Ring 

Material

AISI 316 L ss

Hastelloy C276

AISI 316 L ss

Hastelloy C276

AISI 316 L ss

Hastelloy C276
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S364 

Diaphragm 

Seal

Seal Type

S364A

ASME Flanged 

Remote Seal

S364E

EN Flanged 

Remote Seal

S364R

Flanged Remote Seal 

whit Ring Joint

S364W

Wafer / Pancake 

Style Remote Seal

S364M

Off-line flanged 

remote seal

S364T

Off-line threaded 

remote seal

S364S

Sanitary and food 

remote seal

S364U

Union Connection 

remote seal

S364C

Chemical Tee 

remote seal

Markets and Industries

Chemical, Oil and Gas, 

Mining, Pulp and Paper,

General Industry, Power

Chemical, Oil and Gas, 

Mining, Pulp and Paper,

General Industry, Power

Chemical, 

Oil and Gas, 

Petrochemical

Chemical, Oil and Gas, 

Mining, Pulp and Paper,

General Industry, Power

Chemical, 

Oil and Gas, 

Petrochemical, Power

Chemical, 

Oil and Gas, 

Petrochemical, Power

Food and Beverage, 

Sanitary, 

Chemical

Chemical, 

Pulp and Paper

Chemical, 

Oil and Gas

(Flow with Wedges)

Flange Material AISI 316

Carbon Steel

AISI 316

Carbon Steel

AISI 316

Carbon Steel

AISI 316 AISI 316 L ss

Hastelloy C276

AISI 316 L ss

Hastelloy C276

AISI 304 L ss

AISI 316 L ss

AISI 316 ss AISI 316L ss

Flange Rating

ASME CL 150

ASME CL 300

ASME CL 600

ASME CL 900

ASME CL 1500

EN PN 16

EN PN 40

EN PN 63 

EN PN 100

ASME CL 150

ASME CL 300

ASME CL 600

ASME CL 900

ASME CL 1500

ASME CL 2500 

16 MPa 

(can be limited 

by backup flange rating)

ASME CL 150 

ASME CL 300 

EN PN 16/40 bar

16 MPa

1.7 to 3.8 MPa for Triclamp

2.5 MPa for Union Nut

1.9 MPa for Cherry Burrel

and Sanitary (can be 

limited by clamp option)

103 bar

(limited to 20 bar by

Chemical Tee flange)

20 bar

Flange Size

2 in

3 in

4 in

DN 50

DN 80

DN 100

1 - 1/2 in

2 in

3 in

1 - 1/2 in

2 in

3 in

DN 40

DN 50

DN 80

1/2 in, 1 in or 1 - 1/2 in  DN 

25 or DN 40 

Off-line flanged 

connection

1/4 in NPT-F

1/2 in NPT-F

3/4 in NPT-F

1in NPT-F

1 - 1/2 in NPT-F

Off-line threaded connection

Triclamp and Cherry 

Burrel: 2in, 3in or 4in

Union Nut: F50 or F80 

to DIN 11851

Sanitary: 4in flush or 

4in extended diaphragm

1 - 1/2 in 

Full thread 16N2

Proprietary – 3 in

Isolating 

Diaphragm 

Material

AISI 316 L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI anti-stick

Hastelloy with anti-stick 

AISI with anti-corrosion

Diaflex

Superduplex ss

AISI 316 L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI anti-stick

Hastelloy with anti-stick 

AISI with anti-corrosion

Diaflex

Superduplex ss

AISI 316L ss

Hastelloy C276™

Inconel 625

AISI 316 L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI anti-stick

Hastelloy with anti-stick 

AISI with anti-corrosion

Diaflex

Superduplex ss

AISI 316L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI 316L ss

Hastelloy C276

Hastelloy C2000

Inconel 625

Tantalum

AISI gold plated

AISI 316L ss

AISI 316L ss

Hastelloy C276

AISI 316L ss

Hastelloy C276

AISI anti-stick

Hastelloy with anti-stick

AISI with anti-corrosion

Diaflex

Fill Fluid

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Silicone oil

Inert Galden

Inert Halocarbon

High temperature oil

Low temperature oil

Mineral oil

Vegetable oil

Glycerin-water

Dimensioni del

flushing ring

1 hole 1/2 in NPT

2 holes 1/2 in NPT

1 hole 1/4 in NPT

2 holes 1/4 in NPT

1 hole 1/2 in NPT

2 holes 1/2 in NPT

1 hole 1/4 in NPT

2 holes 1/4 in NPT

1 hole 1/2 in NPT

2 holes 1/2 in NPT

1 hole 1/4 in NPT

2 holes 1/4 in NPT

Flushing Ring 

Material

AISI 316 L ss

Hastelloy C276

AISI 316 L ss

Hastelloy C276

AISI 316 L ss

Hastelloy C276

ABB offers a wide range of special materials not listed in the above chart.
Thanks to long-standing experience and continuous products improvement,
ABB gives Customers the opportunity of application specific designs.
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We reserve the right to make technical changes or 
modify the contents of this document without prior 
notice. With regard to purchase orders, the agreed
particulars shall prevail. ABB does not accept any 
responsibility whatsoever for potential errors or 
possible lack of information in this document.

We reserve all rights in this document and in the 
subject matter and illustrations contained therein. 
Any reproduction, disclosure to third parties or 
utilization of its contents - in whole or in parts – 
is forbidden without prior written consent of ABB.

All copyrights and trademarks are the property of 
their rightful owners.

Copyright© 2011 ABB
All rights reserved

ABB Ltd. 
Process Automation
Howard Road
St. Neots
Cambridgeshire PE19 8EU 
UK
Tel: 	+44 (0)1480 475321
Fax:	+44 (0)1480 217948

ABB Inc.
Process Automation
125 E. County Line Road
Warminster 
PA 18974
USA
Tel:	 +1 215 674 6000
Fax:	+1 215 674 7183

ABB Automation Products GmbH
Process Automation
Schillerstr. 72
32425 Minden
Germany
Tel:	 +49 551 905 534
Fax:	+49 551 905 555

ABB S.p.A. 
Process Automation
Via Statale 113
22016 Lenno (CO)
Italy
Tel:	 +39 0344 58111
Fax:	+39 0344 56278

www.abb.com


