OVR 65-150(s) P (TS) A DD
OVR 40-180(s) P (TS) FADD
OVR 15-150(s) P (TS)

Operating instructions
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Dispositif de protection contre les surtensions OR__10RPS)

Surge Protective Device
Uberspannungsschutz

Dispositivo di protezione dalle sovratensioni
Protector contra sobratensiones

Proteccao contra sobretensoes

Skydd mot éverspanningar
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: Type 1 : indoor use only
Contains no serviceable parts
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