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— Simply Without Compromise




19" Technology for TriLine-R
— Simply Without Compromise

The TriLine-R system from Striebel & John offers the perfect solution for space-

saving 19" technology. The installation set simplifies the expansion of your

2-panel wide TriLine-R cabinet to a 19" component, without compromising

on the benefits. The installation set is available for 38 and 44 height units (HE)

for TriLine-R modular switching cabinets of heights 8 and 10.

The 19" installation set consists of two vertical
profiles with integrated 19" perforations and lateral
round and square perforations, which are mounted
directly on the cabinet with no additional fixings.

Support consoles can be mounted in the cabinet
depth to support the 19” components. This wide
range of extension possibilities on a small floor
area of the 2-panel wide cabinet, means that
Striebel & John is offering a compact, stable

and flexible platform for 19" technology with the
maximum possible benefits.

The 19”installation sets can also be easily installed

in all other cabinets in case of using universal profiles
from the standard accessory range. Swivel frames
with an opening angle of 180 degrees are also

available for installation in 3-panel wide cabinets in
heights 8 and 10.

The swivel frames are designed for installation in
cabinets 3 panels wide and are suitable for mounting
19" racks. The side panel also allows for the installation
of modules with a depth of 450 mm; in the case of
cabinets with a depth of 425 mm, the maximum
mounting depth is 350 mm. The modules are mounted
on the fixing rails with a grid spacing of 25 mm using
M6 captive nuts.

TriLine-R cabinets can be easily installed together in
a modular system. The 19" system is designed for
such solutions. To save space, 19" components can
also be attached to both sides of TriLine-R cabinets.
A wide range of accessoires is available in Main
Catalogue Part 2. For example the transparent door
like shown in the pictures.




We thought about everything. Matching
accessories such as filter fans and outlet filters,
thermostats for temperature regulation and
switching cabinet heating to compensate for
temperature variations, and switching cabinet
lighting are all available for the TriLine-R system.




Ordering Information - TriLine-R

Swivel Frame for 19" Racks

Cabinet 3 panels wide
Overall height 8 + 10

The swivel frames are designed for installation in cabinets 3 panels
wide and are suitable for mounting 19" racks. The side panel also
allows for the installation of modules with a depth of up to 450 mm;
in the case of cabinets with a depth of 425 mm, the maximum
mounting depth is 305 mm. The modules are mounted on the fixing
rails with a grid spacing of 25 mm using M6 captive nuts.

The ordering unit comprises: swivel frame with side panel, intended
for mounting 19” modules; hinges on the top and bottom, along
with fixing material; limit stop and contact roller.

Can be used with cabinets with a depth of 425 mm or above.

Swivel frame for cabinets 3 panels wide

Article

Type Ord.no.

Overall height 8 (1800 mm)

RZSR38 46401

Frame height (L) 1765
Grid Units (HE) 38

Overall height 10 (2100 mm)

RZSR310 46402

Frame height (L) 2065
Grid Units (HE) 44

Captive nut M6
10 pcs.
for 19” Swivel frame

ZX297P10 62541



Ordering Information - TriLine-R

Frame for 19" Racks

Cabinet 2 panels wide
Overall height 8 + 10

19" profile mounted
direct on the cabinet profile

Cabinet 3-5 panels wide Using the parts below, 19" Racks can be
Overall height 8 + 10

19” profile mounted on RZUT3,4,6,8 (depending
on the cabinet depth) in connection with RZ6P2

mounted in TriLine-R cabinets 2-5 panels
wide.

To support the modules, supporting
brackets can be screwed into the cabinet
horizontally. The module mounting kit com-
prises:

(overall height of 8 or 10)

Two 19 vertical profiles, RZVR8P2 or

Article Type Ord.no.
197-Vertical profile

with fixing material 2 ea. for

Overall height 8 RZVR8P2 46403
QOverall height 10 RZVR10P2 46404
Support bracket

with fixing material 1 x left +1 x right

300 mm deep RZ171LR 46469
Captive nut M6 ZX297P10 62541
10 pcs

for 19” frame

Depth universal cross profile 65 x 30 mm, grid spacing 25 mm

quantity of 4 required per cabinet

for cabinet depth:

425 mm RZUT4 45977
625 mm RZUT6 45978
825 mm RZUT8 45979
cross profile holders

one RZ6P2 required per profile

2 pcs. RZ6P2 45990
20 pcs. RZ6P20 46011
Cable holder

depth 28.5 mm, for fixing on the 19 vertical profile .

10 pcs. ED44P10 62335
50 pes. ED44P50 62308
Cable holder

depth 55 mm, for fixing on the 19" vertical profile .

10 pcs. ED45P10 62336
50 pes. ED45P50 62310




























































