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	Dealt with by
	Date

	Customer ref. No.

	Transformer manufacturer

	Final customer


	     
	     
	     
	     
	     


	

	Catalogue selection

Customized selection

10
Bushing

Type .................................................................
Lightning impulse ............................................... kV

Cat. No. ............................................................
Switching impulse .............................................. kV

Designation ......................................................
System voltage .................................................. kV

Phase-to-ground voltage ................................... kV

Routine AC 1 min. dry ....................................... kV

Routine AC 1 min. wet ...................................... kV

Rated current .................................................... A

Creepage distance ............................................ mm

Porcelain colour:

 FORMCHECKBOX 
 Brown

 FORMCHECKBOX 
 Light grey

 FORMCHECKBOX 

Other ..........
Number or units: .......... pcs

11
Painting

 FORMCHECKBOX 
 Standard

 FORMCHECKBOX 

Other .....................................................
13
Corona ring

 FORMCHECKBOX 
 No corona ring

 FORMCHECKBOX 

Yes

15
Adapter flange

 FORMCHECKBOX 
 No adapter flange

 FORMCHECKBOX 

Yes

D6 .......... mm
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D7 .......... mm

n1 ..................
d ............. mm
16
Routine test

 FORMCHECKBOX 
 IEC

 FORMCHECKBOX 
 ANSI

 FORMCHECKBOX 

Other .........................................................
 FORMCHECKBOX 

Customer presence at test

17
Tan delta

 FORMCHECKBOX 
 According to technical standard

 FORMCHECKBOX 

Other .........................................................
20
Outer terminal

 FORMCHECKBOX 
 No outer terminal

 FORMCHECKBOX 

 FORMCHECKBOX 

 FORMCHECKBOX 

 FORMCHECKBOX 

 FORMCHECKBOX 

 FORMCHECKBOX 
 Yes, Cat. No. ...............................................
Al

Cu

Cu/Sn

Cu/Ag

Other
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..........
D = ............................. mm

H = ............................. mm

Connection details

30
Inner terminal

40 / 55 / 65
Solid rod

50/60
Draw rod

30
Inner terminal

40 / 55 / 65
Solid rod

50/60
Draw rod

Cat. No.

Cat. No.

Cat. No.

Hole diameter

Spec. dividing
Height, lower part

Additional joint

.......................
.......................
.......................
................ mm

H1 ............ mm

.......................
Bottom contact

................. mm

Bottom contact

 FORMCHECKBOX 
Small

 FORMCHECKBOX 
Large

 FORMCHECKBOX 
Small

 FORMCHECKBOX 
Large



	Catalogue selection

Customized selection

70
End shield

 FORMCHECKBOX 
 No end shield

 FORMCHECKBOX 

Special demands

 FORMCHECKBOX 
 Epoxy insulated

 FORMCHECKBOX 
 Pressboard insulated

..................................................................................
Cat. No. ...............................................................
..................................................................................
90
Arcing horns

 FORMCHECKBOX 
 No arcing horns

K min ......................... mm
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 FORMCHECKBOX 
 Yes, Cat. No. ..................................................
K max ........................ mm

100
Pressure monitor

 FORMCHECKBOX 
 No pressure monitor

 FORMCHECKBOX 
 Yes, Cat. No. ..................................................
110
Terminal plate

 FORMCHECKBOX 
 No terminal plate

 FORMCHECKBOX 
 Al

 FORMCHECKBOX 
 Cu

 FORMCHECKBOX 
 Other .........................
 FORMCHECKBOX 
 Yes, Cat. No. ..................................................
D .................................. mm

Hole pattern acc. to ..................................................
Test tap adapter

 FORMCHECKBOX 
 No adapter

 FORMCHECKBOX 
 Temporary

 FORMCHECKBOX 
 Permanent

170
Delivery in packing

 FORMCHECKBOX 
 Yes

 FORMCHECKBOX 
 No

 FORMCHECKBOX 

Special demands

..................................................................................
Mounting angle

 FORMCHECKBOX 
 Vertical (( = 0 – 30()
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 FORMCHECKBOX 

Horizontal (( > 70()

 FORMCHECKBOX 

Other ..............
See Technical Guide for maximum allowed mounting angle.

NOTE! The mounting angle must be specified when seismic calculation is required.

Seismic conditions

 FORMCHECKBOX 
 No seismic demands

Applicable standard: ................................................
Horizontal acceleration: ...........................................
Vertical acceleration: ...............................................
Other requirements
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