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Cert. No.


 Type Test Report




Date of Issue


 Customer: 
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Type:
M3BP 315LKC 2 

Error! Bookmark not defined.


 










Serial no.:









 Customer ref.: 
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Order no.:


 Rating:

 Product Code
3GBP 311 830 - _DG
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 3~Motor





 

   V
 Hz
 kW
r/min
 A
cos ( 
IA/IN
TE[s]

 Insul.cl. F 

 690  Y
50
315
2981
307
0,89



 S1 

 400  D
50
315
2981
530
0,89



 IP 55

 660  Y
50
315
2978
318
0,90



 1630 kg

 380  D
50
315
2978
552
0,90





 415  D
50
315
2983
508
0,89





 440  D
60
335
3580
510
0,90





 




            


 Resistance


 Insulation resistance
 Overload test





 > 15000 M(1000 V
 1,6 x TN  15 s


U1 -V1
0,004386(
21 °C 


    71 °C 





U1 -W1
0,004368”


 


V1 -W1
0,004365”












 High-voltage test 








 2400 V  60 s















 Test
 
Line

Input

Output




 

U[V]
f[Hz]
I[A]
P1 [kW]
P2 [kW]
n[r/min]
cos(
( [%]

 No-load test

 400,1 D 
 50
  117,4
    4,955


  0,0609


 Locked-rotor test

   62,8 D
 50
  529,9
  19,097


  0,3311













 Temperature-rise test

 400,0 D
 50
  531,3
 325,8
  315,0
   2982
  0,89
  96,7

 





















 Temperature rise at amb.temp. 21 °C
 Temperature rise at amb. temp. 21 °C
 Measurement method

 
Pole
[K]
Method

Pole
[K]
Method 


  1
Resistance

 Stator winding

81,0
1
 Frame

43,0
3
  2
Thermometer





 Bearing D-end

64,0
3
  3
Thermocouples





 Rotor

125,0
2












 



           These tests have been carried out on motor no. 3470789A, on date 2001-10-16

           which is identical in design with the above.













Manufactured and tested in accordance with rules of IEC 60034-1. 



On behalf of customer














On behalf of manufacturer
Date of test
2001-10-16







     







Tested by  ABB Oy, Electrical Machines   
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