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	Motor Dimension Print

	Motor Type:
M2AA 225 4-8 pole
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[image: image3.png]Main dimensions comply [EC 60072-1, Swedish standard SS 4260402 and German standard DIN 42675.
Dimensions are given in milimetres and are not binding unless specifically stated.

The rotor are dynamically balanced with the half key on the shaft end.
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	Description:     Error! Bookmark not defined.

Three phase motor, foot mounted.
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