


	
	Cert. No.
A3.3163

	
Test Report
	Date of Issue:


	Customer:

	Type:
M3AA 225 SMB 4/6 

	
	Serial no.:


	Customer ref.:

	Order no.:


	Rating data:

	V
	Hz
	R/min
	kW
Hp
	A
	cos
	
	

	
	
	
	
	
	
	
	
	

	
Prod.code
	3GAA 228 209-ADC
	380 Y
	50
	1470


	31,0
	58,0
	0,91
	
	 100%

	
	380 Y
	50
	985
	11,0
	22,0
	0,89
	
	

	class F
IP 55
	
	
	
	
	
	
	
	

	
	
	
	
	
	
	
	
	

	DNV, LR, ABS
	
	
	
	
	
	
	
	

	
	
	
	
	
	
	
	
	

	
Test
	Pole
	U (V)
	f (Hz)
	I (A)
	P1 (kW)
	P2 (kW)
	n (r/min)
	cos  
	  (%)

	Load/heat run
	4,5


	h
	4
	381
	50
	57,08
	34,24
	31,19
	1474
	0,91
	91,34

	No Load 
	
	
	4
	380
	50
	13,27
	0,95
	0
	1500
	0,11
	0

	Locked Rotor
	
	
	4
	73
	50
	55,98
	2,27
	0
	0
	0,32
	0

	Load/heat run
	5,0
	h
	6
	381
	50
	23,33
	13,39
	11,00
	980,4
	0,87
	82,27

	No Load
	
	
	6
	381
	50
	7,87
	0,58
	0
	1000
	0,11
	0

	Load/heat run
	
	
	6
	89
	50
	21,28
	1,56
	0
	0
	0,48
	0

	Resistance
	Pole
	Ambient
	22,8 (C
	Insulation resistance
	High Voltage test
	Overload test

	
Line
	4
	0,235
	/TE
	R>
	2000 M.ohm
	2400 V
	 60 s
	Volts
	130 %
	60 s

	
Line
	6
	1,598
	/TE
	
	
	
	
	Amp
	160 %
	120 s

	
	
	
	
	
	
	
	
	r/min
	120 %
	120 s

	
	
	
	

	Temperature rise
	Pole
	K
	Method
	Temperature
	Pole
	(C
	Method
	Measurement method

	
Winding
	4
	70,51
	1
	Ambient
	4
	22,5
	2
	1  Resistance

	
Winding
	6
	75,01
	1
	Frame
	4
	53,4
	2
	2  Thermometer

	
	
	
	
	Bearing D-end
	4
	64,5
	2
	3  Thermocouples

	
	
	
	
	Ambient
	6
	23,2
	2
	

	
	
	
	
	Frame
	6
	54,1
	2
	

	
	
	
	
	Bearing D-end
	6
	62,8
	2
	

	Type test on motor No. 3GAA 228209 which is identical in all respects with the above.

	Manufactured and tested in accordance with the rules of

Det Norske Veritas, Lloyd´s Register of Shipping and American Bureau of Shipping

	On behalf of customer


	

	On behalf of manufacturer


	

	Tested by


	Date of test
	2003-04-22
	


Postal address
Telephone
Telefax
Bank
SWIFT code
Vat-no

ABB Automation Technology Products AB
+46 (0)21 32 90 00
+46 (0)21 83 04 68
Handelsbanken, Sweden
HANDSESS
SE556004354801

Motors & Machines


Account number

LV Motors
Org. No.

6531-293977321
SE-721 70  Västerås, Sweden
SE556004-3548



_954853333

